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LS30P ... LS35P and LS40P ... LS45P
Limit Switches

Description of Complete Device

Applications

Easy to use, electromechanical limit switches offer specific qualities:

« Visible operation.

« Able to switch strong currents (10 A conventional thermal current).
« Contact blocks with positive opening operation of the "N.C." normally closed contact(s) (symbol &).

« Electrically separated contacts (Zb shape).

« Precise operating points (consistency).

« Immune to electromagnetic disturbances.

They are purpose-built detection devices thanks to these characteristics:

o Presence/absence.
« Positioning and travel limit.
« Objects passing/counting.

Description

Limit switches, which are made of reinforced UL-V0 thermoplastic fibre-glass, offer double insulation [O] and an IP65 degree of protection.

A variety of operating heads:

« Plain plunger

« Roller plunger

« Roller lever, adjustable or not, etc.

Assembled using 4 x @ 3 screws for 30 mm width
Assembled using 4 x @ 4 screws for 40 mm width

Mounting the casing:
« 2 x M4 screws on top part for 30 mm width
« 2 or 4 x M5 screws for 40 mm width

Block of 2 contacts:

« Positive opening operation &
« Snap action or slow action
« Zb shape: the 2 contacts are electrically separated

« Contact configuration: : 1 N.O. + 1 N.C., 2 N.O., 2 N.C.

Connecting terminals:
« M3.5 (+,-) pozidriv 2 screw
« Screw head with captive cable clamp

« Markings conform with IEC 60947-1, IEC 60947-5-1,
EN 50005 and EN 50013 standards

Type

30 or 40 mm width casings with standardized
dimensions corresponding to:

« EN 50047 for 30 mm width
« EN 50041 for 40 mm width

Cover:

« Closed using @ 3 screws for 30 mm width

« Self clipping closure for 40 mm width

One piece sealing gasket to ensure tightness

Electrical connection:
The casings are available with the following choice of
cable inlet:
« Cable gland Pg,
« 1/2" NPT - by adaptor for LS35P
— by threaded for LS45P

or
« ISO cable gland conforming with standard EN 50262

Example : [P] B[1]1]
L|S P

Limit Switch LS| Contact types:

1. 1 N.O. + 1 N.C. contacts

Casing width: 30 mm 3 gg : g mg ggm:g::

1 cable inlet for Pg 13.5 cable gland 0 ———— —

1 cable inlet for Pg 11 cable gland 1

1 cable inlet M16 x 1.5 for ISO 16 cable gland 2 Snap action:

1 cable inlet M20 x 1.5 for ISO 20 cable gland 3 B, Zb Snap

1 cable inlet by 1/2" NPT plastic adaptor delivered not mounted ................c....... 5 i

| Dependent (slow) action:
H — ... Zb Slow / Simultaneous

Casing width: 40 mm 4 Zb Non-overlapping late make

1 cable inlet for Pg 13.5 cable gland 0 ... Zb Overlapping early make

1 cable inlet M20 x 1.5 for ISO 20 cable gland 3

1 cable inlet for 1/2" NPT 5

Operating heads:

Plastic casing P 10...93 ... Codes
>> Type of Separate Elements pages 10, 16 >> Operation Diagrams pages 14, 22
>> Ordering Details for Separate Elements pages 12, 19 >> Dimensions of Complete Device pages 15, 23

8 ABB Control
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LS30P ... LS35P and LS40P ... LS45P
Limit Switches

Implementation

Lever round turning:
LS30P ... LS35P and LS40P ... LS45P

L0271D2

L0274D2 \

Lo273D2 "

Head orientation: Free position adjustment Free position adjustment
LS30P ... LS35P and LS40P ... LS45P 10in 10° of lever: 9in 9° of lever:
LS30P ... LS35P LS40P ... LS45P

L0296D2
L0298D2
L0299D2

LS40P ... LSP45P Operating mode selection only

ABB Control 9
1SBC141127C0201




LS30P ... LS35P Limit Switches
Double Insulation - Plastic Casing IP65 - 30 mm Width
Type of Separate Elements

Casings with Contact Block and Angular Motion Head (without actuator)

T G B AT G

[ Limit Switch Ls| Contacts
... 1N.O. + 1 N.C. contacts
2 N.C. contacts

| Casing width: 30 mm 3 | 2 N.O. contacts
Cable inlet —
1 cable inlet for Pg 13.5 cable gland .... 0 gnap actl;r;. Snap

1 cable inlet for Pg 11 cable gland
1 cable inlet M16 x 1.5 for ISO 16 cable gland ....

Dependent (slow) action:

1 cable inlet M20 x 1.5 for ISO 20 cable gland . L ... Zb Slow/ Simultaneous
1 cable inlet by 1/2" NPT plastic adaptor D. . 2Zb Non-over!applng late make
(CJ—— Zb Overlapping early make
3 Plastic casing P
Operating heads (without actuator):
With angular movement for non-adjustable roller levers .....
LS30P40B11 With angular movement for adjustable roller or rod levers
Separate Actuators (ever, key)
[L]s] [3]o] [4]1]
L]
| Limit Switch LS| Reference of actuators:
05, 06 .... ... key
41,42 non-adjustable roller lever
Actuator (lever, ke A e "
2 | u ey Y) | 51,52 ... adjustable roller lever
8 71,72,73,74 ........ adjustable rod lever
8 [ casing width: 30 mm 30
LSA30X41 For casing:
Separate Contact Blocks
[L]s] [3]o] EE
| Limit Switch LS| Contacts
11 ......... 1N.O. + 1 N.C. contacts
02 2 N.C. contacts
[ contact blocks c| 20 ... 2N.O. contacts
g | Casing width: 30 mm 30 | Snap action:
8 [ S Zb Snap
For casing: Dependent (slow) action:
LSC30XD11 Metal M Zb Slow / Simultaneous
Plastic P ... Zb Non-overlapping late make
Plastic or metal X Zb Overlapping early make
>> Implementation page 9 >> Operation Diagrams page 14
>> Ordering Details for Separate Elements page 12 >> Dimensions of Complete Device page 15
10 ABB Control
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LS30P ... LS35P Limit Switches
Double Insulation - Plastic Casing IP65 - 30 mm Width
Synoptic of Separate Elements

« Casings equiped with angular motion head (without actuator)
« Separate actuators
« Separate contact blocks

LSA30X74 x|
LSA30X52 3¢
’ ' LSA30X73 |
LSA30X42 x|
I LSA30X72 x|
LSA30X41 & (A Shape) LSA30X51 54 LSA30X71 &4
Roller levers (non-adjustable) Adjustable roller levers Adjustable rod levers

LS30P40 ... LS35P40 casings equiped with LS30P50 ... LS35P50 casings equiped with

angular motion head for roller levers (non- angular motion head for adjustable roller or Contact blocks
adjustable) rod levers
@ LS30P40B11, LS30P40D11, LS30P40C11, @ LS30P50B11, LS30P50D11, LS30P50C11, @ LSC30XB11, LSC30XD11, LSC30XC11,
LS30P40L02, LS30P40B02 LS30P50L02, LS30P50L20, LS30P50B02 LSC30XL02, LSC30XB02
LS31P40B11, LS31P40D11, LS31P40C11, LS31P50B11, LS31P50D11, LS31P50C11,
LS31P40L02, LS31P40B02 LS31P50L02, LS31P50L20, LS31P50B02 P€  LSC30XL20
LS32P40B11, LS32P40D11, LS32P40C11, LS32P50B11, LS32P50D11, LS32P50C11,
LS32P40L02, LS32P40B02 LS32P50L02, LS32P50L20, LS32P50B02
LS33P40B11, LS33P40D11, LS33P40C11, LS33P50B11, LS33P50D11, LS33P50C11,
LS33P40L02, LS33P40B02 LS33P50L02, LS33P50L20, LS33P50B02
LS35P40B11, LS35P40D11, LS35P40C11, LS35P50B11, LS35P50D11, LS35P50C11, e " ) .
LS35P40L02, LS35P40B02 LS35P50L02, LS35P50L20, LS35P50B02 ©: Suitable for pasiive opening operation (EC 60947-5-1
@ LS30P40L20, LS31P40L20, LS32P40L20, Warning! The positive opening operation of limit switch is
LS33P40L20, LS35P40L20 only guaranteed if the elements noted with @ are fitted.
>> Panorama of Complete Device page 2 >> Ordering Details for Separate Elements page 12
ABB Control 11
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LS30P ... LS35P Limit Switches

Double Insulation - Plastic Casing IP65 - 30 mm Width

Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted
with @ are fitted.

SB8319S2

LS30P40B11

SB8323S3

LS30P50B11

LS30P with 1 cable inlet for Pg 13.5 cable gland.
LS31P with 1 cable inlet for Pg 11 cable gland.
LS32P with 1 cable inlet M16 x 1.5 for ISO 16 cable gland.
LS33P with 1 cable inlet M20 x 1.5 for ISO 20 cable gland.
LS35P with 1 cable inlet by 1/2" NPT plastic adaptor.

Ordering Details

Contact blocks 225 5% Type Order code Unit
L | 0L L 358 g5 e oht
Gl ot 1 1 :
Zb bl |z Zb ol 1zb max. Packing
B11 D11 C11 L02 L20 BO2 @ m/s 1 piece
Casings with angular motion head for non-adjustable roller levers, delivered without actuator
1 @ 1.5 LS30P40B11 1SBV 01 0240 R1211 0.085
1 @ 1.5 LS30P40D11 1SBV 01 0240 R1411 0.085
1 @ 1.5 LS30P40C11 1SBV 01 0240 R1511 0.085
1 @ 1.5 LS30P40L02 1SBV 01 0240 R1302 0.085
1 5= 1.5 LS30P40L20 1SBV 01 0240 R1320 0.085
1 S 1.5 LS30P40B02  1SBV 01 0240 R1202 0.085
1 @ 1.5 LS31P40B11 1SBV 01 0140 R1211 0.085
1 e 1.5 LS31P40D11 1SBV 01 0140 R1411 0.085
1 ® 1.5 LS31P40C11 1SBV 01 0140 R1511 0.085
1 @ 1.5 LS31P40L02 1SBV 01 0140 R1302 0.085
1 24 1.5 LS31P40L20 1SBV 01 0140 R1320 0.085
1 @ 1.5 LS31P40B02  1SBV 01 0140 R1202 0.085
1 ® 1.5 LS32P40B11 1SBV 01 0340 R1211 0.085
1 @ 1.5 LS32P40D11 1SBV 01 0340 R1411 0.085
1 @ 1.5 LS32P40C11 1SBV 01 0340 R1511 0.085
1 ® 1.5 LS32P40L02 1SBV 01 0340 R1302 0.085
1 b 1.5 LS32P40L20 1SBV 01 0340 R1320 0.085
1 S 1.5 LS32P40B02  1SBV 01 0340 R1202 0.085
1 @ 1.5 LS33P40B11 1SBV 01 2240 R1211 0.085
1 @ 1.5 LS33P40D11 1SBV 01 2240 R1411 0.085
1 ® 1.5 LS33P40C11 1SBV 01 2240 R1511 0.085
1 @ 1.5 LS33P40L02 1SBV 01 2240 R1302 0.085
1 B 1.5 LS33P40L20 1SBV 01 2240 R1320 0.085
1 S 1.5 LS33P40B02  1SBV 01 2240 R1202 0.085
1 @ 1.5 LS35P40B11 1SBV 01 2140 R1211 0.092
1 @ 1.5 LS35P40D11 1SBV 01 2140 R1411 0.092
1 @ 1.5 LS35P40C11 1SBV 01 2140 R1511 0.092
1 @ 1.5 LS35P40L02 1SBV 01 2140 R1302 0.092
1 24 1.5 LS35P40L20 1SBV 01 2140 R1320 0.092
1 S 1.5 LS35P40B02  1SBV 01 2140 R1202 0.092
Casings with angular motion head for adjustable rod or roller levers, delivered without actuator
1 i 1.5 LS30P50B11 1SBV 01 0250 R1211 0.085
1 b 1.5 LS30P50D11 1SBV 01 0250 R1411 0.085
1 B 1.5 LS30P50CI11 1SBV 01 0250 R1511 0.085
1 24 1.5 LS30P50L02 1SBV 01 0250 R1302 0.085
1 i 1.5 LS30P50L20 1SBV 01 0250 R1320 0.085
1 b 1.5 LS30P50B02  1SBV 01 0250 R1202 0.085
1 i 1.5 LS31P50B11 1SBV 01 0150 R1211 0.085
1 24 1.5 LS31P50D11 1SBV 01 0150 R1411 0.085
1 i 1.5 LS31P50C11 1SBV 01 0150 R1511 0.085
1 b 1.5 LS31P50L02 1SBV 01 0150 R1302 0.085
1 B 1.5 LS31P50L20 1SBV 01 0150 R1320 0.085
1 24 1.5 LS31P50B02  1SBV 01 0150 R1202 0.085
1 i 1.5 LS32P50B11 1SBV 01 0350 R1211 0.085
1 B 1.5 LS32P50D11 1SBV 01 0350 R1411 0.085
1 24 1.5 LS32P50C11 1SBV 01 0350 R1511 0.085
1 b= 1.5 LS32P50L02 1SBV 01 0350 R1302 0.085
1 b 1.5 LS32P50L20 1SBV 01 0350 R1320 0.085
1 24 1.5 LS32P50B02  1SBV 01 0350 R1202 0.085
>> Synoptic of Separate Elements .........cccecvveerrernnns page 11 >> Implementation page 9

12

ABB Control
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LS30P ... LS35P Limit Switches
Double Insulation - Plastic Casing IP65 - 30 mm Width
Separate Elements

Ordering Details

@ "N.C." contact with positive opening

operation or element (subassembly, ntact block: QDS €T T rder nit
head, lever) suitable for positive Contact blocks EE% "%g ES Order code tjv ight
opening operation. | | | | | § 25 2@ elg
Warning! The positive opening Y" \ N %7" o #”J) - °8 < kg
operation of limit switch is only Zb Zbl 12 Zb Zb Zb max. Packing
guaranteed if the elements noted | By p11 C11 L02 L20 B2 & mss 1 piece

with @ are fitted.

Casings with angular motion head for adjustable rod or roller levers, delivered without actuator

1 2 1.5 LS33P50B11 1SBV 01 2250 R1211 0.085

1 e 1.5 LS33P50D11 1SBV 01 2250 R1411 0.085

1 ¢ 1.5 LS33P50C11 1SBV 01 2250 R1511 0.085

1 >4 1.5 LS33P50L02 1SBV 01 2250 R1302 0.085

1 e 1.5 LS33P50L20 1SBV 01 2250 R1320 0.085

1 24 1.5 LS33P50B02  1SBV 01 2250 R1202 0.085

g 1 24 1.5 LS35P50B11 1SBV 01 2150 R1211 0.092
3 1 24 1.5 LS35P50D11 1SBV 01 2150 R1411 0.092
1 ¢ 1.5 LS35P50C11 1SBV 01 2150 R1511 0.092

LS30P50B11 1 ¢ 1.5 LS35P50L02 1SBV 01 2150 R1302 0.092
1 24 1.5 LS35P50L20 1SBV 01 2150 R1320 0.092

1 24 1.5 LS35P50B02  1SBV 01 2150 R1202 0.092

Actuators for LS30P40 ... LS35P40 (delivered with M3.5 screw)

To be actuaded by 30° cam

@ 18 mm polyamide roller lever (1) ® - LSA30X41 1SBV 04 8641 R1000 0.012
@ 45 mm rubber roller lever (1) 2 - LSA30X42 1SBV 04 8642 R1000 0.026

SB8320S1 !

SB8322S3

LSA30X41 LSA30X42
Actuators for LS30P50 ... LS35P50 (delivered with M3.5 screw and adaptation parts)
To be actuaded by 30° cam

Adjustable g 18 mm polyamide 24 - LSA30X51 1SBV 04 8651 R1000 0.022
roller lever (1)
Adjustable g 45 mm rubber 24 - LSA30X52 1SBV 04 8652 R1000 0.035

roller lever (1)

To be actuated by fully directional translation movement
Adjustable g 3 mm inox rod lever >4 - LSA30X71 1SBV 04 8671 R1000 0.021
170 mm length (1)

Adjustable g 3 mm fibre-glass
rod lever, 170 mm length (1)

2
Adjustable g 6 mm polyamide 24 - LSA30X73 1SBV 04 8673 R1000 0.018
2

LSA30X72 1SBV 04 8672 R1000 0.015

rod lever, 195 mm length (1)
Adjustable g 6 mm fibre-glass
rod lever, 195 mm length (1)

- LSA30X74 1SBV 04 8674 R1000 0.022

SB8324S1
SB8327S1

Right angle key for LS30P15 ... LS35P15

LSA30X51 LSA30X71 Right angle key (fixing 13 mm) > — LSA30P05 1SBV 04 8605 R1000 0.013
Straight key for LS30P16 ... LS35P16
) Straight key (fixing 13 mm) ® - LSA30P06 1SBV 04 8606 R1000 0.013
Separate contact blocks
2 2 1N.C. + 1 N.O. 2-pole ® - LSC30XB11 1SBV 04 9500 R1211 0.025
H — snap action
LSASOPOS LSASOPOG 1N.C+1 NO 2-pole . @ - LSC30XD11 1SBV 04 9500 R1411 0.025
non-overlapping slow action
1 N.O. + 1 N.C. 2-pole ® - LSC30XC11 1SBV 04 9500 R1511 0.025
overlapping slow action
2 N.C. 2-pole @ - LSC30XL02 1SBV 04 9500 R1302 0.025
simultaneous slow action
3 2 N.O. 2-pole 23 — LSC30XL20 1SBV 04 9500 R1320 0.025
g simultaneous slow action
2 N.C. 2-pole @ - LSC30XB02 1SBV 04 9500 R1202 0.025
LSC30XD11 snap action
1/2" NPT plastic adaptors
1 piece - - LSR1305 1SBV 04 7500 R1305 0.007
5 10 pieces - - LSR1305 1SBV 04 7500 T1305 0.070
H 50 pieces - - LSR1305 1SBV 04 7500 W1305 0.350
(1) Free position adjustment of lever 10° by 10° over 360°.
LSR1305
>> Synoptic of Separate Elements ........ccceecvvemrrereenns page 11 >> Impl itation page 9
ABB Control 13

1SBC141127C0201



LS30P ... LS35P Limit Switches
Double Insulation - Plastic Casing IP65 - 30 mm Width

Operation Diagrams (Body and Attached Head)

Contact blocks

Contacts position
21/22| C—2 Contact open
(example)

elements noted with @ are fitted.

Snap action Non-overlapping Overlapping Simultaneous Simultaneous Snap action
slow action slow action slow action slow action
B11 D11 C11 L02 L20 B02
13| 21 13| 21 13| 21 1 21 13| 23| 1 21
e | e | e | b | e | e
14 22 14/ 22 14 22 12 22 14 24 12 22
® ® ® & 24 ®
Casings with angular motion head for non-adjustable roller levers, delivered without actuator
The casings with contact block marked with @ give positive opening.
LS30P40B11 LS30P40D11 LS30P40C11 LS30P40L02 LS30P40L20 LS30P40B02
LS31P40B11 LS31P40D11 LS31P40C11 LS31P40L02 LS31P40L20 LS31P40B02
LS32P40B11 LS32P40D11 LS32P40C11 LS32P40L02 LS32P40L20 LS32P40B02
LS33P40B11 LS33P40D11 LS33P40C11 LS33P40L02 LS33P40L20 LS33P40B02
LS35P40B11 LS35P40D11 LS35P40C11 LS35P40L02 LS35P40L20 LS35P40B02
0 9° 23° 55° 77° 18° 34° 77 30° 49° 77° 0 15° 31° 77° 0 15° 77° 0 9° 23° 55°  77°
R e e g — | - —— | - E— ] - ] | - 1112 -
e £33 LE2 B ——
Casings with angular motion head for adjustable rod or roller levers, delivered without actuator
These casings with contact block do not give positive opening.
LS30P50B11 LS30P50D11 LS30P50C11 LS30P50L02 LS30P50L20 LS30P50B02
LS31P50B11 LS31P50D11 LS31P50C11 LS31P50L02 LS31P50L20 LS31P50B02
LS32P50B11 LS32P50D11 LS32P50C11 LS32P50L02 LS32P50L20 LS32P50B02
LS33P50B11 LS33P50D11 LS33P50C11 LS33P50L02 LS33P50L20 LS33P50B02
LS35P50B11 LS35P50D11 LS35P50C11 LS35P50L02 LS35P50L20 LS35P50B02
0 9° 23° 77° 18° 77° 30° 77° 0 15° 77° 0 15° 77° 0 9° 23° 77°
P — | — Il == | 1 e e L
e — 320 18° NBE————— =
21/22, m=m Contact closed 34° Positive opening position

Warning! The positive opening operation of limit switch is only guaranteed if the

>> Description of Complete Device

page 8

>> Synoptic of Separate Elements

page 11

ABB Control
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LS30P ... LS35P Limit Switches
Double Insulation - Plastic Casing IP65 - 30 mm Width

Dimensions (inmm) - Complete Device

« Casings with angular motion head for non-adjustable roller levers

33.5
8
31.5

| I

Pg11 or Pg13.5
M16X1.5 or M20X1.5
1/2" NPT

79.5

L0598DG

LS30P40 ... LS35P40

Casings equiped with head + actuator LSA30X...

1195

—
LO0101D }
_—
L0103D |

LSA30X41 LSA30X42

« Casings with angular motion head for adjustable rod or roller levers

Pg11orPgi13.5
M16X1.5 or M20X1.5
1/2" NPT

79.5

L0599D

... LS35P50

Casings equiped with head + actuator LSA30X..

45.5
41
34 36 36
‘ 5.5
— ,’1‘] m Y 23 :) 26 :
|- S S
0 b % 3 o x| 2 o
g S = S ==~ = 8= -
; y g 3| el 3| bl
gﬁ[ & = ‘ s u
42 ll
8 g all" g sl e
l \{ g l \L B Wil s il s
LSA30X51 LSA30X52 LSA30X71, LSA30X72 LSA30X73, LSA30X74

Note: The reference LSA30X... under each picture, corresponds to the actuator only. The pictures show the complete device.

>> Description of Complete Device page 8

>> Impl itation

page 9

ABB Control 15
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LS40P ... LS45P Limit Switches
Double Insulation - Plastic Casing IP65 - 40 mm Width
Type of Separate Elements

SB8328S3

LS40P00B11

SB8329S3 E

LSTH41

Bodies with Contact Block for Rectilinear or Angular Motion Heads

5] [3Te) [7) [aTo) [o

| Limit Switch LS| Contacts
1 .. .. 1N.O. + 1 N.C. contacts

| Casing width: 40 mm 3 2(2) - g mg zgrr]\ttztc:;ttz

Cable inlet: —

1 cable inlet for Pg 135 cable gland .0 g"ap At

1 cable inlet M20 x 1.5 for ISO 20 cable gland .. R e P X

1 cable inlet for 1/2" NPT 5 Dependent (slow) action:

... Zb Slow / Simultaneous
= = Zb Non-overlapping late make
| Plastic casing P | ... Zb Overlapping early make
| Without operating head 00|
Operating Heads
[4]1]
[ ]
| Limit Switch References of heads:
11... 14, 19 ... with rectilinear movement (plain plunger, steel
- ball plunger or roller plunger
| Operatinglhcad u | 31..37 ....... with rectilinear movement (roller lever on steel
plunger)

| For plastic casing 40 mm width 40 | 40 ..o with angular movement (without actuator)

actuator to be ordered separately
. with angular movement (roller lever)
. with angular movement (without actuator)
actuator to be ordered separately
. with angular movement (adjustable roller lever)
. flexible lever (spring)
. adjustable lever (rod)
multidirectional angular movement (spring rod)

Separate Actuators (Roller Lever, Adjustable Roller or Rod Levers, etc.)

[L]s] [4]0]
| Limit Switch LS| Reference of actuators:
41..44 ... ... non-adjustable roller lever
| Actuator (roller) A | 51..54 ... ad]L_JstabIe roller I_ever
... flexible lever (spring)
... adjustable lever (rod)
[ casing width: 40 mm 40
M
P.. .
% X... ... Plastic or metal
g
&
LS Adoxs+ Separate Contact Blocks
[L]s] [4]0]
| Limit Switch LS| Contacts
11 .. .. 1N.O. + 1 N.C. contacts
02 2 N.C. contacts
| Contact blocks c | 20 . .. 2N.O. contacts
| Casing width: 40 mm 40 Snap action:
B Zb Snap
For casing: Dependent (slow) action:
o Metal M L ... Zb Slow / Simultaneous
8 Plastic P ... Zb Non-overlapping late make
% Plastic or metal X Zb Overlapping early make
LSC40XC11
>> Implementation page 9 >> Operation Diagrams page 22
>> Ordering Details for Separate Elements page 19 >> Dimensions of Complete Device page 23
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LS40P ... LS45P Limit Switches
Double Insulation - Plastic Casing IP65 - 40 mm Width
Synoptic of Separate Elements

« Bodies with contact block

« Operating heads with actuator

LSTH12©®
(B Shape)

LSTH19 & LSTH14 &
(C Shape) (B Shape)

LSTH13 & LSTH11 &
(C Shape) (B Shape)

r r r r
(/7] (/7] [77] (7]
=) =] =] =)
I I I I
[ W %] W
N -] @ ~
® ® ® ®

-
(%]
1
I
[%]
(3]
®

@

LSTH31 &

Rectilinear motion

l

o
’_

LSTH54

LSTH44 % LSTHS3

LSTH43 &
(A Shape)

LSTH52

LSTH42 ©
(A Shape)

LSTH41 © LSTH51

(A Shape)

>

LSTH93 &

>

LSTH92 |

>

‘__

B¢ LSTH91 &

Angular motion

|

LSTH... rectilinear motion heads

To be actuated from end.
With plunger (plain or with ball): LSTH11, LSTH12 and
LSTH14.

To be actuated by 30° cam translation.
With roller plunger: LSTH13, LSTH19.
To be actuated unidirectionally by 30° cam translation.
With roller lever on steel plunger: LSTH31 ... LSTH37.

LSTH... angular motion heads

« To be actuated by 30° cam translation.
With roller lever: LSTH41 ... LSTH54.

« To be actuated by fully directional translation movement.

« To be actuated multidirectionally.

With spring rod: LSTH91 ... LSTH93.

With rod or spring lever: LSTH61 ... LSTH72.

@ LS40P00B11,
LS40P00L02,

LS43P00B11,
LS43P00L02,

LS45P00B11,
LS45P00L02,

Bodies with contact block

LS40P00D11, LS40P00C11,
LS40P00B02

LS43P00D11, LS43P00C11,
LS43P00B02

LS45P00D11, LS45P00C11,
LS45P00B02

¢ LS40P00L20,

LS43P00L20, LS45P00L20

LSTH72
(D Shape)

LSTH71 ¢
(D Shape)

LSTH62 &

LSTH61 ¢

@ : Suitable for positive opening operation (IEC 60947-5-1 and EN 50041).
Warning! The positive opening operation of limit switch is only guaranteed if the elements

noted with @ are fitted.

>> Panorama of Complete Device

>> Ordering Details for Separate Elements

page 19

ABB Control
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LS40P ... LS45P Limit Switches
Double Insulation - Plastic Casing IP65 - 40 mm Width
Synoptic of Separate Elements (continued)

« Bodies with contact block

« Angular motion heads (without actuator)
« Separate actuators

« Separate contact blocks

9

LSA40X44

LSA40X54 LSA40X72
@ *
(D Shape)

LSA40X43 @

(A Shape)

LSA40X53 LSA40X71
g @
(D Shape)

LSA40X42 @

(A Shape) LSA40X52 LSA40X62

i B 24

LSA40X41 &© LSA40X51 LSA40X61 <

(A Shape)
Roller levers Adjustable or flexible levers

I

-

LSTH50 angular motion head
For flexible or adjustable levers LSA40X51 ... LSA40X54,
LSTH40 © LSTH50 3¢ LSA40X61, LSA40X62, LSA40X71 and LSA40X72
| I
l |
LSTH40 angular motion head
For roller levers (non-adustable)
LSA40X41 ... LSA40X44

Bodies with contact block

@ LS40P00B11, LS40P00D11, LS40P00C11, Contact blocks
LS40P00L02, LS40P00B02 @ LSC40XB11,

LS43P00B11, LS43P00D11, LS43P00C11, LSC40XD11,
LS43P00L02, LS43P00B02 LSC40XC11,
LS45P00B11, LS45P00D11, LS45P00C11, LSC40XL02,
LS45P00L02, LS45P00B02 LSC40XB02

@ LSC40XL20

{8} LS40P00L20, LS43P00L20, LS45P00L20

& : Suitable for positive opening operation (IEC 60947-5-1 and EN 50041)
Warning! The positive opening operation of limit switch is only guaranteed if the elements noted with @ are fitted.

>> Panorama of Comp Device page 2 >> Ordering Details for Separate El t page 19

18 ABB Control
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LS40P ... LS45P Limit Switches
Double Insulation - Plastic Casing IP65 - 40 mm Width
Separate Elements

LS40P with 1 cable inlet for Pg 13.5 cable gland.
& "N.C." contactwith positive opening LS43P with 1 cable inlet M20 x 1.5 for ISO 20 cable gland.
operation or element (subassembly, LS45P with 1 cable inlet for 1/2" NPT.
head, lever) suitable for positive
opening operation.
Warning! The positive opening 1 H
operation of limit switch is only Orderlng Detalls
guaranteed if the elements noted
with @ are fitted. Contact blocks L25 §% Type Order code Unit
| | | [ 238 & g weight
ol Vel Vel Fo a5 .
2o 2 2 2o e 2 max. Packing
B11 D11 C11 L02 L20 BO02 @ m/s 1 piece
Bodies with contact block for rectilinear or angular motion heads
1 ® - LS40P00B11 1SBV 01 0500 R1211 0.108
1 e - LS40P00D11 1SBV 01 0500 R1411 0.108
1 ® - LS40P00C11 1SBV 01 0500 R1511 0.108
1 ® - LS40P00L02 1SBV 01 0500 R1302 0.108
1 5= - LS40P00L20 1SBV 01 0500 R1320 0.108
g 1 e — LS40P00B02  1SBV 01 0500 R1202 0.108
2 1 ® - LS43P00B11 1SBV 01 0700 R1211 0.108
? 1 ® - LS43P00D11 1SBV 01 0700 R1411 0.108
LS40P00B11 1 S - LS43P00C11 1SBV 01 0700 R1511 0.108
1 ® - LS43P00L02 1SBV 01 0700 R1302 0.108
1 i - LS43P00L20 1SBV 01 0700 R1320 0.108
1 @ — LS43P00B02  1SBV 01 0700 R1202 0.108
1 ® - LS45P00B11 1SBV 01 2400 R1211 0.108
1 ® - LS45P00D11 1SBV 01 2400 R1411 0.108
1 ® - LS45P00C11 1SBV 01 2400 R1511 0.108
1 S - LS45P00L02 1SBV 01 2400 R1302 0.108
1 24 - LS45P00L20 1SBV 01 2400 R1320 0.108
1 @ - LS45P00B02  1SBV 01 2400 R1202 0.108
% Rectilinear motion heads with actuator
8 To be actuated from end
LSTH11 Steel plain plunger (zinc-plated) ® 0.5 LSTH11 1SBV 04 9111 R1000 0.042
Steel plain plunger (zinc-plated) ® 0.5 LSTH14 1SBV 04 9114 R1000 0.043
and dust protection cup
Steel ball plunger @ 0.5 LSTH12 1SBV 04 9112 R1000 0.042
To be actuated by 30° cam
g Steel roller plunger (zinc-plated) ® 0.5 LSTH13 1SBV 04 9113 R1000 0.048
8 Steel roller plunger (zinc-plated) ® 0.5 LSTH19 1SBV 04 9119 R1000 0.048
LSTH19 and dust protection cup
To be actuated unidirectionally by 30° cam
@ 22 mm polyamide roller lever ® 1.5 LSTH31 1SBV 04 9131 R1000 0.046
on steel plunger (zinc-plated)
@ 22 mm polyamide roller lever ® 1.5 LSTH35 1SBV 04 9135 R1000 0.049
on steel plunger (zinc-plated)
3 and dust protection cup
g @ 22 mm stainless steel roller lever & 1.5 LSTH32 1SBV 04 9132 R1000 0.055
on steel plunger (zinc-plated)
LSTHS! 22 mm stainless steel roller lever © 1.5 LSTH36 1SBV 04 9136 R1000 0.058
on steel plunger (zinc-plated)
and dust protection cup
@ 22 mm steel ball-bearing roller S 1.5 LSTH33 1SBV 04 9133 R1000 0.057
lever on steel plunger (zinc-plated)
o @ 22 mm steel ball-bearing roller ® 1.5 LSTH37 1SBV 04 9137 R1000 0.060
3 lever on steel plunger (zinc-plated)
8 and dust protection cup
LSTH37
>> Synoptic of Separate Elements ........ccceecvvemrrereenns page 17 >> Impl itation page 9
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LS40P ... LS45P Limit Switches

Double Insulation - Plastic Casing IP65 - 40 mm Width

Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted

LS40P with 1 cable inlet for Pg 13.5 cable gland.
LS43P with 1 cable inlet M20 x 1.5 for ISO 20 cable gland.
LS45P with 1 cable inlet for 1/2" NPT.

Ordering Details

with © are fitted. Contact blocks 225 5% Type Order code Unit
Lol | 255 54 weight
RASAERART A N
Zb 2 2 2 2 b max. Packing
B11 D11 C11 L02 L20 BO02 @ m/s 1 piece
é Angular motion heads with actuator
2 To be actuated by 30° cam
LSTH41 @ 22 mm polyamide roller lever (1) ® 1.5 LSTH41 1SBV 04 9141 R1000 0.082
@ 22 mm stainless steel roller lever (1) © 1.5 LSTH42 1SBV 04 9142 R1000 0.091
@ 22 mm steel ball-bearing ® 1.5 LSTH43 1SBV 04 9143 R1000 0.093
roller lever (1)
@ 45 mm rubber roller lever (1) 2 1.5 LSTH44 1SBV 04 9144 R1000 0.098
Adjustable g 22 mm polyamide 2 1.5 LSTH51 1SBV 04 9151 R1000 0.088
roller lever (1)
Adjustable g 22 mm stainless steel ¥ 1.5 LSTH52 1SBV 04 9152 R1000 0.098
roller lever (1)
Adjustable g 22 mm steel 2 1.5 LSTH53 1SBV 04 9153 R1000 0.100
ball-bearing roller lever (1)
Adjustable g 45 mm rubber 52 1.5 LSTH54 1SBV 04 9154 R1000 0.105
N roller lever (1)
; To be actuated by fully directional translation movement
Stainless steel flexible lever 2 1 LSTH61 1SBV 04 9161 R1000 0.083
with insulated end (1)
Stainless steel coil spring lever (1) 23 1 LSTH62 1SBV 04 9162 R1000 0.089
Adjustable g 3 mm stainless >4 1 LSTH71 1SBV 04 9171 R1000 0.087
steel rod lever, 195 mm length (1)
Adjustable g 6 mm polyamide 24 1 LSTH72 1SBV 04 9172 R1000 0.083
rod lever, 195 mm length (1)
Adjustable g 6 mm fibre-glass 52 1 LSTH73 1SBV 04 9173 R1000 0.087
rod lever, 195 mm length (1)
Multidirectional angular motion heads (to be actuated by fully directional translation movement)
Stainless steel spring rod ¢ 1 LSTH91 1SBV 04 9191 R1000 0.046
Stainless steel flexible rod 2 1 LSTH92 1SBV 04 9192 R1000 0.049
with insulated end
Stainless steel coil spring rod 24 1 LSTH93 1SBV 04 9193 R1000 0.055
i Angular motion head without actuator, for non-adjustable roller levers (delivered with M5 screw and washer)
§ ® 1.5 LSTH40 1SBV 04 9140 R1000 0.050
LSTH92 Actuators for angular motion head LSTH40
@ 22 mm polyamide roller lever (1) ® — LSA40X41 1SBV 04 8841 R1000 0.032
@ 22 mm stainless steel roller lever (1) © - LSA40X42 1SBV 04 8842 R1000 0.042
@ 22 mm teel ball-bearing @ - LSA40X43 1SBV 04 8843 R1000 0.044
3 roller lever (1)
% @ 45 mm rubber roller lever (1) 5 — LSA40X44 1SBV 04 8844 R1000 0.050
LSTH40
LSA40X41 LSA40X43
(1) Free position adjustment of lever 9° by 9° over 360°.
>> Synoptic of Separate Elements .........cccecvveerrernnns page 17 >> Implementation page 9
20 ABB Control
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LS40P ... LS45P Limit Switches
Double Insulation - Plastic Casing IP65 - 40 mm Width
Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted

LS40P with 1 cable inlet for Pg 13.5 cable gland.
LS43P with 1 cable inlet M20 x 1.5 for ISO 20 cable gland.

LS45P with 1 cable inlet for 1/2" NPT.

Ordering Details

with @ are fitted. Contact blocks L25 §% Type Order code Unit
DL L | 0L L e 3§ e oht
Val Vol Vil Faf Vi) ol % 2 N
Zb Zo| |zb Zb Zb max. Packing
B11 D11 Ci11 L02 L20 BO02 @ m/s 1 piece
Angular motion head without actuator, for fexible or adjustable levers
(delivered with M5 screw, washer and adaptation parts)
24 — LSTH50 1SBV 04 9150 R1000 0.058
g Actuators for angular motion head LSTH50
LSTHS0 Adjustable g 22 mm polyamide 52 - LSA40X51 1SBV 04 8851 R1000 0.023
roller lever (1)
Adjustable g 22 mm stainless steel ¥ - LSA40X52 1SBV 04 8852 R1000 0.032
roller lever (1)
Adjustable g 22 mm steel 2 - LSA40X53 1SBV 04 8853 R1000 0.034
ball-bearing roller lever (1)
Adjustable g 45 mm rubber 2 - LSA40X54 1SBV 04 8854 R1000 0.039
roller lever (1)
Stainless steel flexible lever 52 - LSA40X61 1SBV 04 8861 R1000 0.017
with insulated end (1)
Stainless steel coil spring lever (1) 24 - LSA40X62 1SBV 04 8862 R1000 0.023
Adjustable g 3 mm stainless 2 - LSA40X71 1SBV 04 8871 R1000 0.014
steel rod lever, 195 mm length (1)
Adjustable g 6 mm polyamide B4 - LSA40X72 1SBV 04 8872 R1000 0.010
rod lever, 195 mm length (1)
Adjustable g 6 mm fibre-glass 2 - LSA40X73 1SBV 04 8873 R1000 0.014
rod lever, 195 mm length (1)
g g Contact blocks (with adaptor)
é % 1N.C. +1 N.O. 2-pole ® - LSC40XB11 1SBV 04 9600 R1211 0.032
S snap action
LSAd0X72 LSAS0X51 1N.C. +1N.O. 2-pole ® -  LSC40XD11  1SBV 04 9600 R1411 0.032
non-overlapping slow action
1 N.O. + 1 N.C. 2-pole ® - LSC40XC11 1SBV 04 9600 R1511 0.032
overlapping slow action
2 N.C. 2-pole ® - LSC40XL02 1SBV 04 9600 R1302 0.032
simultaneous slow action
2 N.O. 2-pole 2 - LSC40XL20 1SBV 04 9600 R1320 0.032
simultaneous slow action
2 N.C. 2-pole ® - LSC40XB02 1SBV 04 9600 R1202 0.032
2 snap action
LSC40XB11
(1) Free position adjustment of lever 9° by 9° over 360°.
>> Synoptic of Separate Elements ........ccceecvvemrrereenns page 17 >> | itation page 9
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LS40P ... LS45P Limit Switches
Double Insulation - Plastic Casing IP65 - 40 mm Width

Operation Diagrams (Body and Attached Head)

Contact blocks

Snap action Non-overlapping Overlapping Simultaneous Simultaneous Snap action
slow action slow action slow action slow action
B11 D11 C11 L02 L20 B02
13| 21 13| 21 13| 21 1 21 13| 23| 1 21
e | e | e | e | e | e
14 22 14 22 14 22 12 22 14 24 12 22
® ® ® & 24 ®
Bodies with contact block
LS40P00B11 LS40P00D11 LS40P00C11 LS40P00L02 LS40P00L20 LS40P00B02
LS43P00B11 LS43P00D11 LS43P00C11 LS43P00L02 LS43P00L20 LS43P00B02
LS45P00B11 LS45P00D11 LS45P00C11 LS45P00L02 LS45P00L20 LS45P00B02
Rectilinear motion heads LSTH11, LSTH12, LSTH14. &

00.8 1.9 45 6.5 mm 0 1529 6.5 mm 0 26 4.0 6.5 mm 0 13 27 6.5 mm 0 13 6.5 mm 00819 45 6.5 mm
%% - AR |- AR |- LBEE— Ll ¥ L -
A ] = 2 = b -
Rectilinear motion heads LSTH13, LSTH19. &

01535 84 121 mm 0 35 68 15.2 mm 0 6.1 9.3 15.2 mm 0 30 63 15.2 mm 0 3.0 15.2 mm 015 35 8.4 121 mm
%5 - AR - HRE—— |- UBETF— Ll Lo -
% - 62 3 i -
Rectilinear motion heads LSTH31, LSTH32, LSTH33, LSTH35, LSTH36, LSTH37. ©®

019 46 10.9 15.8 mm 0 30 58 13.0 mm 0 52 8.0 13.0 mm 0 26 54 13.0 mm 0 26 13.0 mm 019 4.6 10.9 15.8 mm
i == - EEEEL e g L= RIE -
% - 54 30 i -
Angular motion heads LSTH40, LSTH41, LSTH42, LSTH43. ©

0 9° 21° 50° 87° 0 16° 31° 87° 0 28° 45° 87° 0 14° 29 87° 0 14° 87° 0 9° 21° 50° 87°
B E—— 21221 — ] - 2022 1 0 | - 12 | 1314 ] s S |
13-14 13-14 13-14 21-22 23-24 21-22
N o e ) 208 LSh D —

Angular motion heads LSTH44, LSTH50, LSTH51, LSTH52, LSTH53, LSTH54, LSTH61, LSTH62, LSTH71, LSTH72, LSTH73. X

87°

87° 0 16° 87° 0 0 14° 87° 0 14° 87° 0 9° 21° 87°
% = R <~ 13ES P = - e
el —— = b HEM 1~
Multidirectional angular motion heads LSTH91, LSTH92, LSTH93. ¢
0 6° 14° 59° 0 12 65° 0 21° 65° 0 11° 65° 0 11° 65° 0 14 59°
fexr - HEET R L e |- N BEA Ll ¥ |- L3 >
B 28 E 1T -
Note: Contacts position 21/22, E==3 Contact closed oo 34° Positive opening position
- []
Gontacts identiication || 21/22] —— Contact open [k — i Warning! The positive opening operation of limit switch is only guaranteed if the
(example) 2 X N
elements noted with @ are fitted.
>> Description of Complete Device page 8 >> Synoptic of Separate Elements page 17
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LS40P ... LS45P Limit Switches

Double Insulation - Plastic Casing IP65 - 40 mm Width

Dimensions (in mm) - Complete Device
Bodies with contact block LS40P0O0..., LS43P00... or LS45P00...

>15.5‘5

Pg13.5
M20X1.5
1/2" NPT

A

30.5

L0008D1

L0009D1

Body and fitted rectilinear motion head LSTH...

105.5

L0011D

LSTH11, LSTH14 LSTH12 LSTH13, LSTH19 LSTH31, LSTH35,
LSTH32, LSTH36

Body and fitted angular motion head LSTH...

1415
135...191

L0063D

LSTH44 LSTH51, LSTH52

50.5 50.5

L0025D

23

210 Maxi

79.5..135.5
Q
F
&
A
Jb
& o
o N
pu—— w,lu.lm

272 Maxi

146.5...202.5
;
2
o
y "

-
L0035D

L0033D

il
L0031D

LSTH62 LSTH71

15.5

195

L0264D
L0268D

LSTH91 LSTH92 LSTH93

Note: The reference LSTH... under each picture, corresponds to the head only. The pictures show the complete device.

210 Maxi

L0135D

135...191

L0029D

50.5

26

272 Maxi
N
2 i
& ;
A — T T

e
L0039D | ‘——==

LSTH72, LSTH73

>> Description of Complete Device page 8 >> Impl 1itation

page 9
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LS40M ... LS45M and LS60M ... LS65M

Limit Switches
Description of Complete Device

Applications

Easy to use, electromechanical limit switches offer specific qualities:

« Visible operation.

« Able to switch strong currents (10 A conventional thermal current).
« Contact blocks with positive opening operation of the "N.C." normally closed contact(s) (symbol &).
« Electrically separated contacts (Zb shape).

« Precise operating points (consistency).

« Immune to electromagnetic disturbances.

They are purpose-built detection devices thanks to these characteristics:

o Presence/absence.
« Positioning and travel limit.
« Objects passing/counting.

Description

Limit switches, which are made of aluminium alloy, have an IP66 degree of protection.

A variety of operating heads:

« Plain plunger

« Roller plunger

« Roller lever, adjustable or not, etc.

Assembled using 4 x M4 screws for 40 & 60 mm widths

Mounting the casing:
« 2 or 4 x M5 screws for 40 mm width
« 2 x M5 screws for 60 mm width

Block of 2 contacts:

« Contact configuration: : 1 N.O. + 1 N.C., 2 N.O,, 2 N.C.
« Positive opening operation &

« Snap action or slow action

« Zb shape: the 2 contacts are electrically separated

Connecting terminals:
« M3.5 (+,—) pozidriv 2 screw
« Screw heads with captive cable clamp

« Markings conform with IEC 60947-1, IEC 60947-5-1,
EN 50005 and EN 50013 standards

Type

Casing:

« 40 mm width with standardized dimensions according
to EN 50041

« 60 mm width

Cover:

« Closed using 2 x M4 screws for 40 mm width
« Closed using 4 x M4 screws for 60 mm width
One piece sealing gasket to ensure tightness

Electrical connection:

The casings are available with the following choice of
cable inlet:

« Cable gland Pg,

« 1/2" NPT threaded

or

« ISO cable gland conforming with standard EN 50262

Terminal for protective conductor placed near the
cable inlet and marked ©
« M3.5 (+,—) pozidriv 2 screw

« Screw head with captive cable clamp

Example B[]
L|S M
Limit Switch Ls|
1 N.O. + 1 N.C. contacts
.2 N.O. contacts

Largeur de boitier : 40 mm 2 N.C. contacts

1 cable inlet for Pg 13.5 cable gland 0

1 cable inlet M20 x 1.5 for ISO 20 cable gland 3

1 cable inlet for 1/2" NPT 5

| Dependent (slow) action:

Casing width: 60 mm ... Zb Slow / Simultaneous

3 cable inlets for Pg 13.5 cable gland 0 Zb Non-overlapping late make

3 cable inlets M20 x 1.5 for ISO 20 cable gland 3 ... Zb Overlapping early make

3 cable inlets for 1/2" NPT 5

Operating heads:

Metal casing M 11...93 Codes
>> Type of Separate Elements pages 26, 35 >> Operation Diagrams pages 32, 41
>> Ordering Details for Separate Elements pages 29, 38 >> Dimensions of C Device pages 33, 42
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LS40M ... LS45M and LS60M ... LS65M
Limit Switches
Implementation

Lever round turning

Head orientation Free position adjustment 9 in 9° of lever

Operating mode selection

ABB Control 25
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LS40M ... LS45M Limit Switches

Metal Casing IP66 - 40 mm Width

Type of Separate Elements

SB8306S3

LS40M00B11

SB8354S3

LSTE41

Bodies with Contact Block for Rectilinear or Angular Motion Heads

T O AT G

[ Limit Switch Ls|

| Casing width: 40 mm

4]

Cable inlet:
1 cable inlet for Pg 13.5 cable gland ...
1 cable inlet M20 x 1.5 for ISO 20 cable gland ..
1 cable inlet for 1/2" NPT

K wo

| Metal casing

Contacts
11 ........... 1N.O. + 1 N.C. contacts
02 ............ 2N.C. contacts
20 ... 2 N.O. contacts
Snap action:
[ S Zb Snap

Dependent (slow) action:

L. Zb Slow / Simultaneous
D.. Zb Non-overlapping late make
[ o Zb Overlapping early make

| Without operating head

Operating Heads

[ Limit Switch

| Operating head

| For Metal casing 40 mm or 60 mm width

References of heads:

11..13 ... with rectilinear movement (plain plunger, steel
ball plunger or roller plunger

21..23 ... with rectilinear movement (with lateral plain or roller
plunger)

31...33 ... with rectilinear movement (with roller lever on steel
plunger)

40 ............. with angular movement (without actuator) actuator
to be ordered separately

41..44 ... with angular movement (roller lever)

50 ...... . with angular movement (without actuator)

51 ... 54 ..... with angular movement (adjustable roller lever)

61,62 ........ flexible lever (spring)

71, 72, 73 .. adjustable lever (rod)

91...93 ... multidirectional angular movement (spring rod)

Separate Actuators (Roller Lever, Adjustable Roller or Rod Levers, etc.)

[L]s] L4]o] 5]4]
L]
| Limit Switch LS| Reference of actuators:
41 .44 .. . non-adjustable roller lever
| Actuator (roller) A | 51..54 . ath_JstabIe roller I_ever
61,62 ... . flexible lever (spring)
71,72, 73 .............. adjustable lever (rod)
[ casing width: 40 mm 40]
For casing:
X.. ... Plastic or metal
g
3
2
3 Separate Contact Blocks
LSA40X54
[L]s] L4]0] B
| Limit Switch LS| Contacts
11 ........... 1N.O. + 1 N.C. contacts
02 .. 2 N.C. contacts
| Contact blocks c | 20 ........... 2N.O. contacts
| Casing width: 40 mm 40 | Snap action:
B Zb Snap
For casing: Dependent (slow) action:
o Metal M Lo Zb Slow / Simultaneous
2 Plastic P D.......... Zb Non-overlapping late make
% Plastic or metal X C........... Zb Overlapping early make
LSC40XB11
>> Implementation page 25 >> Operation Diagrams page 32
>> Ordering Details for Separate Elements page 29 >> Dimensions of Complete Device page 33
26 ABB Control
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LS40M ... LS45M Limit Switches
Metal Casing IP66 - 40 mm Width
Synoptic of Separate Elements

o Bodies with contact block
e Operating heads with actuator

LSTE54 ¢

LSTE93 ¢
LSTE72 ¢
(D Shape)
LSTE44 3¢
LSTE53 ¢
LSTE71 ¢
(D Shape)
LSTE23 & LSTE21 & LSTE33 & LSTE43 &
(G Shape) (F Shape) (A Shape)
LSTE92 &¢
LSTE52 3¢
LSTE22 @ LSTE12©® LSTE32 @ LSTE42 & LSTE62 ¢
(G Shape) (B Shape) (A Shape)
LSTE13 © LSTE11 & LSTE31 & LSTE41 © LSTE51 &4 LSTE91 3¢ LSTE61 3¢
(C Shape) (B Shape) (A Shape)
Rectilinear motion Angular motion
l |
LSTE... rectilinear motion heads
« To be actuated from end. With plunger (plain, lateral . .
plain or ball): LSTE11, LSTE12 and LSTE21. Bodies with contact block
« To be actuated by 30° cam translation. @ LS40MO0B11, LS40M00D11, LS40M00C11,
With roller plunger: LSTE13, LSTE22 and LSTE23. LS40M00L02, LS40M00B02
« To be actuated unidirectionally by 30° cam translation. LS43M00B11, LS43M00D11, LS43M00C11,
With roller lever on stainless steel plunger: LS43M00L02, LS43M00B02
LSTES31 ... LSTES33. LS45M00B11, LS45M00D11, LS45M00C11,
LS45M00L02, LS45M00B02
LSTE... angular motion heads
« To be actuated by 30° cam translation. ¢ LS40M00L20, LS43MO0L20, LS45M00L20
With roller lever: LSTE41 ... LSTE54.
« To be actuated by fully directional translation movement.
With rod or spring lever: LSTE61 ... LSTE72. @ : Suitable for positive opening operation (IEC 60947-5-1 and EN 50041).
« To be actuated multidirectionally. Warning! The positive opening operation of limit switch is only guaranteed if the elements
With spring rod: LSTE91 ... LSTE93. noted with & are fitted.
>> Panorama of Complete Device page 4 >> Ordering Details for Separate Elements page 29
ABB Control 27
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LS40M ... LS45M Limit Switches
Metal Casing IP66 - 40 mm Width
Synoptic of Separate Elements (continued)

« Bodies with contact block

« Angular motion heads (without actuator)
« Separate actuators

« Separate contact blocks

9

LSA40X44

LSA40X54 LSA40X72
@ *
(D Shape)

LSA40X43 @

(A Shape)

LSA40X53 LSA40X71
g @
(D Shape)

LSA40X42 @

(A Shape) LSA40X52 LSA40X62

i B 24

LSA40X41 &© LSA40X51 LSA40X61 <

(A Shape)
Roller levers Adjustable or flexible levers

|

<=
i LSTES50 angular motion head
For flexible or adjustable levers LSA40X51 ... LSA40X54,
LSTE40 © LSTES50 3¢ LSA40X61, LSA40X62, LSA40X71 and LSA40X72.
| ]

l |
LSTE40 angular motion head
For roller levers (non-adustable)
LSA40X41 ... LSA40X44

Bodies with contact block

@ LS40M00B11, LS40M00D11, LS40MOOC11,
LS40M00L02, LS40M00B02

Contact blocks
LSC40XB11,
®

LS43MO0B11, LS43M00D11, LS43M00C11, LSC40XD11,
LS43MO00L02, LS43M00B02 LSC40XC11,
LS45M00B11, LS45M00D11, LS45M00C11, LSC40XL02,
LS45M00L02, LS45M00B02 LSC40XB02

@ LS40M00L20, LS43M00L20, LS45M00L20 @ LSC40XL20

& : Suitable for positive opening operation (IEC 60947-5-1 and EN 50041)
Warning! The positive opening operation of limit switch is only guaranteed if the elements noted with @ are fitted.

>> Panorama of C Device page 4 >> Ordering Details for Separate El t page 29

28 ABB Control
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LS40M ... LS45M Limit Switches
Metal Casing IP66 - 40 mm Width
Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted

LS40M with 1 cable inlet for Pg 13.5 cable gland.
LS43M with 1 cable inlet M20 x 1.5 for ISO 20 cable gland.

LS45M with 1 cable inlet for 1/2" NPT.

Ordering Details

with @ are fitted. Contact blocks L25 §% Type Order code Unit
L)L I z3f 3% weight
SRAA-ASARIARCE -
Zb 2l |zo Zb Zb max. Packing
B11 D11 C11 L02 L20 BO02 @ m/s 1 piece
Bodies with contact block for rectilinear or angular motion heads
1 ® - LS40M00B11 ~ 1SBV 01 1100 R1211 0.168
1 ® - LS40M00D11  1SBV 01 1100 R1411 0.168
1 ® - LS40M00C11  1SBV 01 1100 R1511 0.168
1 ® - LS40M00L02  1SBV 01 1100 R1302 0.168
g 1 5= - LS40M00L20  1SBV 01 1100 R1320 0.168
g 1 @ — LS40M00B02  1SBV 01 1100 R1202 0.168
& 1 ® - LS43M00B11  1SBV 01 1600 R1211 0.168
LS40MOOB1 1 1 ® - LS43M00D11  1SBV 01 1600 R1411 0.168
1 ® - LS43M00C11  1SBV 01 1600 R1511 0.168
1 ® - LS43M00L02  1SBV 01 1600 R1302 0.168
1 i - LS43M00L20  1SBV 01 1600 R1320 0.168
1 @ — LS43M00B02  1SBV 01 1600 R1202 0.168
1 ® - LS45M00B11  1SBV 01 3100 R1211 0.168
1 ® - LS45M00D11  1SBV 01 3100 R1411 0.168
1 ® - LS45M00C11  1SBV 01 3100 R1511 0.168
g 1 ® - LS45M00L02  1SBV 01 3100 R1302 0.168
g 1 24 - LS45M00L20  1SBV 01 3100 R1320 0.168
1 @ - LS45M00B02  1SBV 01 3100 R1202 0.168
Rectilinear motion heads with actuator
To be actuated from end
Stainless steel plain plunger e 0.5 LSTE11 1SBV 04 9311 R1000 0.077
3 Stainless steel ball plunger © 0.5 LSTE12 1SBV 04 9312 R1000 0.076
g Stainless steel lateral plain plunger © 0.5 LSTE21 1SBV 04 9321 R1000 0.093
To be actuated by 30° cam
Stainless steel roller plunger S 0.5 LSTE13 1SBV 04 9313 R1000 0.084
Stainless steel lateral plunger S 0.5 LSTE22 1SBV 04 9322 R1000 0.098
with vertical roller
Stainless steel lateral plunger ® 0.5 LSTE23 1SBV 04 9323 R1000 0.098
. with horizontal roller
é To be actuated unidirectionally by 30° cam
LSTE13 @ 22 mm polyamide roller lever ® 1.5 LSTE31 1SBV 04 9331 R1000 0.111
on stainless steel plunger
@ 22 mm stainless steel roller lever © 1.5 LSTE32 1SBV 04 9332 R1000 0.121
on stainless steel plunger
. @ 22 mm steel ball-bearing roller ® 1.5 LSTES33 1SBV 04 9333 R1000 0.122
2 lever on stainless steel plunger
LSTE22
LSTE32
>> Synoptic of Separate Elements ........ccceecvvemrrereenns page 27 >> | itation page 25
ABB Control 29
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LS40M ... LS45M Limit Switches
Metal Casing IP66 - 40 mm Width
Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted

LS40M with 1 cable inlet for Pg 13.5 cable gland.
LS43M with 1 cable inlet M20 x 1.5 for ISO 20 cable gland.
LS45M with 1 cable inlet for 1/2" NPT.

Ordering Details

with © are fitted. Contact blocks 225 5% Type Order code Unit
| | | [ 238 § g weight
RASAERART A N
Zb 2 2 2 2 b max. Packing
B11 D11 C11 L02 L20 BO02 @ m/s 1 piece
% Angular motion heads with actuator
To be actuated by 30° cam
S
LSTEAT o 22 mm polyamide roller lever () © 1.5 LSTE41 1SBV 04 9341 R1000 0.134
@ 22 mm stainless steel roller lever (1) © 1.5 LSTE42 1SBV 04 9342 R1000 0.142
; g 22 mm steel ball-bearing @ 1.5 LSTE43 1SBV 04 9343 R1000 0.145
roller lever (1)
@ 45 mm rubber roller lever (1) B 1.5 LSTE44 1SBV 04 9344 R1000 0.162
Adjustable g 22 mm polyamide 2 1.5 LSTE51 1SBV 04 9351 R1000 0.152
roller lever (1)
Adjustable g 22 mm stainless 52 1.5 LSTE52 1SBV 04 9352 R1000 0.161
steel roller lever (1)
Adjustable g 22 mm steel 52 1.5 LSTE53 1SBV 04 9353 R1000 0.163
. ball-bearing roller lever (1)
§ Adjustable g 45 mm rubber 2 1.5 LSTE54 1SBV 04 9354 R1000 0.168
8 roller lever (1)
LSTES2 To be actuated by fully directional translation movement
Stainless steel flexible lever B 1 LSTE61 1SBV 04 9361 R1000 0.145
with insulated end (1)
Stainless steel coil spring lever (1) 24 1 LSTE62 1SBV 04 9362 R1000 0.152
Adjustable g 3 mm stainless steel 2 1 LSTE71 1SBV 04 9371 R1000 0.150
rod lever, 195 mm length (1)
Adjustable g 6 mm polyamide 52 1 LSTE72 1SBV 04 9372 R1000 0.145
rod lever, 195 mm length (1)
Adjustable g 6 mm fibre-glass 23 1 LSTE73 1SBV 04 9373 R1000 0.149
rod lever, 195 mm length (1)
Multidirectionnal angular motion heads (to be actuated by fully directional translation movement)
Stainless steel spring rod 24 1 LSTEO1 1SBV 04 9391 R1000 0.066
Stainless steel flexible rod 52 1 LSTE92 1SBV 04 9392 R1000 0.068
with insulated end
2 2 Stainless steel coil spring rod i 1 LSTE93 1SBV 04 9393 R1000 0.075
K K Angular motion head without actuator, for non-adjustable roller levers (delivered with M5 nylstop nut)
LSTE72 LSTE91 ® 1.5 LSTE40 1SBV 04 9340 R1000 0.102
Actuators for angular motion head LSTE40
g 22 mm polyamide roller lever (1) ® - LSA40X41 1SBV 04 8841 R1000 0.032
@ 22 mm stainless steel roller lever (1) © - LSA40X42 1SBV 04 8842 R1000 0.042
@ 22 mm steel ball-bearing e® - LSA40X43 1SBV 04 8843 R1000 0.044
Y roller lever (1)
é @ 45 mm rubber roller lever (1) i - LSA40X44 1SBV 04 8844 R1000 0.050
LSTE40
LSA40X41
(1) Free position adjustment of lever 9° by 9° over 360°.
>> Synoptic of Separate Elements .........cccecvveerrernnns page 27 >> Implementation page 25
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LS40M ... LS45M Limit Switches
Metal Casing IP66 - 40 mm Width
Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted

LS40M with 1 cable inlet for Pg 13.5 cable gland.
LS43M with 1 cable inlet M20 x 1.5 for ISO 20 cable gland.

LS45M with 1 cable inlet for 1/2" NPT.

Ordering Details

with @ are fitted. Contact blocks L25 §% Type Order code Unit
DL L | 0L L e 3§ e oht
Val Vol Vil Faf Vi) ol % 2 N
2o 2 2 2o e 2 max. Packing
2 B11 D11 Ci11 L02 L20 BO02 @ m/s 1 piece
3 Angular motion head without actuator, for fexible or adjustable levers
LSTES0 (delivered with M5 nylstop nut and adaptation parts)
23 1to LSTE50 1SBV 04 9350 R1000 0.121
1.5
acc. to
lever
p- .
:ej Actuators for angular motion head LSTE50
H | Adjustable g 22 mm polyamide 2 - LSA40X51 1SBV 04 8851 R1000 0.023
roller lever (1)
| Adjustable g 22 mm stainless steel - LSA40X52 1SBV 04 8852 R1000 0.032
! roller lever (1)
|1 Adjustable g 22 mm steel 52 - LSA40X53 1SBV 04 8853 R1000 0.034
] ball-bearing roller lever (1)
Adjustable g 45 mm rubber 2 - LSA40X54 1SBV 04 8854 R1000 0.039
- roller lever (1)
$ Stainless steel flexible lever 24 - LSA40X61 1SBV 04 8861 R1000 0.017
g with insulated end (1)
LSA4OX52 Stainless steel coil spring lever (1) 24 - LSA40X62 1SBV 04 8862 R1000 0.023
Adjustable g 3 mm stainless steel 2 - LSA40X71 1SBV 04 8871 R1000 0.014
rod lever, 195 mm length (1)
Adjustable g 6 mm polyamide B4 - LSA40X72 1SBV 04 8872 R1000 0.010
rod lever, 195 mm length (1)
Adjustable g 6 mm fibre-glass 2 - LSA40X73 1SBV 04 8873 R1000 0.014
rod lever, 195 mm length (1)
Contact blocks (with adaptor)
1 N.C. +1 N.O. 2-pole ® - LSC40XB11 1SBV 04 9600 R1211 0.032
snap action
1 N.C. +1 N.O. 2-pole ® - LSC40XD11 1SBV 04 9600 R1411 0.032
non-overlapping slow action
1 N.O. + 1 N.C. 2-pole ® - LSC40XC11 1SBV 04 9600 R1511 0.032
overlapping slow action
2 N.C. 2-pole ® - LSC40XL02 1SBV 04 9600 R1302 0.032
simultaneous slow action
2 N.O. 2-pole 2 - LSC40XL20 1SBV 04 9600 R1320 0.032
_ = simultaneous slow action
§ g Bipolaire 2 N.C. 2-pole ® - LSC40XB02 1SBV 04 9600 R1202 0.032
g & snap action
LSA40X71 LSA40X61
LSC40XB11
(1) Free position adjustment of lever 9° by 9° over 360°.
>> Synoptic of Separate Elements ........ccceecvvemrrereenns page 27 >> Impl itation page 25
ABB Control 31
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LS40M ... LS45M Limit Switches
Metal Casing IP66 - 40 mm Width

Operation Diagrams (Body and Attached Head)

Contact blocks

Snap action Non-overlapping Overlapping Simultaneous Simultaneous Snap action
slow action slow action slow action slow action
B11 D11 Cc1i1 L02 L20 B02

13| 21 13| 21 13| 21 " 21 13| 23| 1 21
ol ® o 2 e | e
14 22 14 22 14 22 12 22 14 24 12 22

Bodies with contact block

LS40M00B11 LS40MO00D11 LS40MO00C11 LS40MO00L02 LS40MO00L20 LS40M00B02
LS43M00B11 LS43MO00D11 LS43M00C11 LS43M00L02 LS43M00L20 LS43M00B02
LS45M00B11 LS45M00D11 LS45M00C11 LS45M00L02 LS45M00L20 LS45M00B02

Rectilinear motion heads LSTE11, LSTE12. ©

00.8 1.9 45 6.5 mm 0 1529 6.5 mm 0 26 4.0 6.5 mm 0 13 27 6.5 mm 0 13 6.5 mm 00819 45 6.5 mm
%% - AR |- AR |- LBEE— Ll ¥ R e —
I e s Y 27 1.5 B —

Rectilinear motion head LSTE21. &

00921 49 71 mm 0 1835 7.9 mm 0 3249 79 mm 0 16 33 7.9 mm 0 16 7.9 mm 00921 49 71 mm
= - AR |- R |-  URET— |- B3 L Ptr -
21-22 .. . 11-12

R e S2 L2 B —

Rectilinear motion head LSTE13. &

01535 84 121 mm 0 3568 152 mm 0 6193 152 mm 0 30 63 152 mm 0 30 152 mm 01535 84 121 mm
exi - HBEET= |- AR = HBEE— Ll i R PP e—— L
21-22 X .. 11-12

e e ES £ B —

01.6 3.8 9.0 13.0 mm 0 42 81 18.1 mm 0 72 111 18.1 mm 0 36 75 18.1 mm 0 36 18.1 mm 01638 9.0 13.0 mm
AR AN |- SR - NBE— L e L e |
A ] - 2 2 B —
Rectilinear motion heads LSTE31, LSTE32, LSTE33. &

01.9 46 10.9 15.8 mm 0 30 58 13.0 mm 0 52 8.0 13.0 mm 0 26 54 13.0 mm 0 26 13.0 mm 019 46 109 158 mm
%% - ARE= - HRE— |- NBE— Ll ¥ - NRET— =
e — 5.4 30 B —
Angular motion heads LSTE40, LSTE41, LSTE42, LSTE43. ©

0 9° 21° 50° 87° 0 16° 31° 87° 0 28° 45° 87° 0 14° 29° 87° 0 14° 87° 0 9° 21° 50° 87°
& -  AnEET g T e ] - URET— Ll . R L -
5 ) & 1 e~

Angular motion heads LSTE44, LSTE50, LSTE51, LSTE52, LSTES3, LSTE54, LSTE61, LSTE62, LSTE71, LSTE72, LSTH73. ¢

0 9° 21° 87° 0 16° 87° 0 28° 87° 0 14° 87° 0 14° 87° 0 9° 21° 87°
FE | e BEET— |- W |- LBEA - 32 R e —
MmE——————— | 2 i NEE——— =
Multidirectional angular motion heads LSTE91, LSTE92, LSTE93. ¢
0 6° 14° 59° 0 12° 65° 0 21° 65° 0 11° 65° 0 11° 65° 0 6° 14° 59°
FEE T e — AR |- AR |- LBEA Ll R e —
e 2 i NEE——— =
Note: Contacts position 21/22, == Contact closed , 220 34° Positive opening position
- []
21/22| —— Contact open FRr — Warning! The positive opening operation of limit switch is only guaranteed if the
(example) 2 X N
elements noted with @ are fitted.
>> Description of Complete Device page 24 >> Synoptic of Separate Elements page 27
32 ABB Control
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LS40M ... LS45M Limit Switches
Metal Casing IP66 - 40 mm Width

Dimensions (in mm) - Complete Device

Bodies with contact block LS40MO0O..., LS43MO00... or LS45M00

1xPg13.5
M20x1.5
1/2" NPT

15,
3

Lo040D1
L0041D1

Body and fitted rectilinear motion head LSTE...

~ 10
210 - 5
)16( >16 “‘/ — 5236
fl < 1
3 i -
T [ T T
,\* ' g* 0 P §+ 5 0 j ¥
=] e <]
2 23 8 S
i1 (s t 1 [ 4 e
LSTE11 LSTE12 LSTE13
.16 16
63.3 6 | z
47.3 63.3
212 < 47.3 ‘ ‘
By T : :
B
s D S £ {1
g 58 20, } ,8_
2 2 2 S
[ X £ hE 1 [hE 1 S
LSTE22 LSTE23 LSTE31, LSTE32 LSTE33
Note: The reference LSTE... under each picture, corresponds to the head only. The pictures show the complete device.
>> Description of Complete Device page 24 >> Impl 1itation page 25
ABB Control 33
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LS40M ... LS45M Limit Switches
Metal Casing IP66 - 40 mm Width

Dimensions (in mm) - Complete Device

Body and fitted angular motion head LSTE...
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LSTE93
>> Impl

page 24

LSTE92

under each picture, corresponds to the head only. The pictures show the complete device.

>> Description of Complete Device

LSTE91
Note: The reference LSTE...
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LS60M ... LS65M Limit Switches
Metal Casing IP66 - 60 mm Width
Type of Separate Elements

SB837254

LS60MO00B11

SB8354S3 L

LSTE41

SB8298S1 I

LSA40X51

SB8305S3

LSC40XD11

Bodies with Contact Block for Rectilinear or Angular Motion Heads

[ Limit Switch Ls|

- |

| Casing width: 60 mm

Cable inlet:
3 cable inlets for Pg 13.5 cable gland ...
3 cable inlets M20 x 1.5 for ISO 20 cable glan
3 cable inlets for 1/2" NPT

awo

| Metal casing

Contacts
11 . . 1N.O. + 1 N.C. contacts
02. . 2N.C. contacts
20 ... 2 N.O. contacts
Snap action:
[ SS— Zb Snap

Dependent (slow) action:

L .... Zb Slow / Simultaneous

.... Zb Non-overlapping late make
........... Zb Overlapping early make

| Without operating head

00]

Operating Heads

[ Limit Switch

| Operating head

| For Metal casing 40 mm or 60 mm width ...................

References of heads:

11...13 ... with rectilinear movement (plain plunger, steel

.. ball plunger and roller plunger

.. with rectilinear movement (with lateral plain or
roller plunger)

.. with rectilinear movement (with roller lever on steel
plunger)

.. with angular movement (without actuator) actuator
.. to be ordered separately

with angular movement (roller lever)

with angular movement (without actuator)

.. with angular movement (adjustable roller lever)
flexible lever (spring)

.. adjustable lever (rod)

multidirectional angular movement (spring rod)

Separate Actuators (Roller Lever, Adjustable Roller or Rod Levers, etc.)

[ Limit Switch

| Actuator (roller)

40

Casing width: 40 mm

The reference 40 is common to all casings (LS40P, LS40M and LS60M)

Separate Contact Blocks

nojciooln

[ Limit Switch

Ls|

c]

| Contact blocks

Casing width: 40 mm

40

The reference 40 is common to all casings (LS40P, LS40M and LS60M)

Reference of actuators:

41..44 . non-adjustable roller lever
51..54 . adjustable roller lever
61,62 .. . flexible lever (spring)

71,72, 73 . adjustable lever (rod)

For casing:

. Metal
. Plastic
. Plastic or metal

Contacts
1. . 1N.O. + 1 N.C. contacts
02. . 2N.C. contacts
20 ......... 2 N.O. contacts
Snap action:
B.ooot Zb Snap

For casing:
Metal

Dependent (slow) action:
.... Zb Slow / Simultaneous

Plastic

Zb Non-overlapping late make

Plastic or metal

xUv=Z

.... Zb Overlapping early make

>> Implementation page 25 >> Operation Diagrams page 41
>> Ordering Details for Separate Elements page 38 >> Dimensions of Complete Device page 42
ABB Control 35
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LS60M ...

LS65M Limit Switches

Metal Casing IP66 - 60 mm Width
Synoptic of Separate Elements

o Bodies with contact block
o Operating heads with actuator

:

.

LSTE54 ¢
LSTE93
= LSTE72 &¢
LSTE44 ¢
LSTES3 ¢
‘ LSTE71 &
LSTE23 & LSTE21 & LSTE33 @ LSTE43 ©
LSTE92 3¢
LSTE62 ¢
LSTE22 @ LSTE12©® LSTE32©® LSTE42 @
LSTE13 & LSTE11 & LSTE31 & LSTE41 & LSTE51 ¢ LSTE91 ¢ LSTE61 3¢
Rectilinear motion Angular motion
l |
LSTE... rectilinear motion heads

To be actuated from end. With plunger (plain, lateral
plain or ball): LSTE11, LSTE12 and LSTE21.

To be actuated by 30° cam translation.

With roller plunger: LSTE13, LSTE22 and LSTE23.
To be actuated unidirectionally by 30° cam translation.
With roller lever on stainless steel plunger:

LSTE31 ... LSTE33.

S

Bodies with contact block

LS60M00B11, LS60M0O0D11, LS60M0O0C11,
LS60M00L02, LS60M00B02
LS63M00B11, LS63M00D11, LS63MO0C11,
LS63M00L02, LS63M00B02
LS65M00B11, LS65M00D11, LS65M00C11,
LS65M00L02, LS65M00B02

LSTE... angular motion heads

« To be actuated by 30° cam translation.
With roller lever: LSTE41 ... LSTE54.

« To be actuated by fully directional translation movement.

(2

LS60M00L20, LS63MO00L20, LS65M00L20

With rod or spring lever: LSTE61 ... LSTE72. & : Suitable for positive opening operation (IEC 60947-5-1).
« To be actuated multidirectionally. Warning! The positive opening operation of limit switch is only guaranteed if the elements
With spring rod: LSTE91 ... LSTE93. noted with @ are fitted.
>> Panorama of Compl Device page 4 >> Ordering Details for Separate El t page 38
36 ABB Control
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LS60M ... LS65M Limit Switches
Metal Casing IP66 - 60 mm Width
Synoptic of Separate Elements (continued)

« Bodies with contact blocks

« Angular motion heads (without actuator)
« Separate actuators

« Separate contact blocks

LSA40X44
LSA40X54 LSA40X72
LSA40X43 ©
LSA40X53 LSA40X71
g = @
LSA40X42 ©
LSA40X52 LSA40X62
i 24 2
LSA40X41 & LSA40X51 ¢ LSA40X61 <
Roller levers Adjustable or flexible levers

|

-

: LSTES50 angular motion head

For flexible or adjustable levers LSA40X51 ... LSA40X54,
LSTE40 © LSTES50 3¢ LSA40X61, LSA40X62, LSA40X71 and LSA40X72.

] |

l |
LSTE40 angular motion head
For roller levers (non-adustable)
LSA40X41 ... LSA40X44

Bodies with contact block

@ LS60M00B11, LS60M00D11, LS60MO0C11, Contact blocks
LS60M0O0L02, LS60M00B02 @ LSC40XB11,

LS63M00B11, LS63M00D11, LS63M00C11, LSC40XD11,
LS63MO00L02, LS63M00B02 LSC40XC11,
LS65M00B11, LS65M00D11, LS65M00C11, LSC40XL02,
LS65MO00L02, LS65M00B02 LSC40XB02
@ LS60MO00L20, LS63M00L20, LS65M00L20 @ LSC40XL20
@ : Suitable for positive opening operation (IEC 60947-5-1)
Warning! The positive opening operation of limit switch is only guaranteed if the elements noted with @ are fitted.
>> Panorama of Complete Device page 4 >> Ordering Details for Separate Elements page 38
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LS60M ... LS65M Limit Switches
Metal Casing IP66 - 60 mm Width
Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted

LS60M with 3 cable inlets for Pg 13.5 cable gland.

LS63M with 3 cable inlets M20 x 1.5 for ISO 20 cable gland.
LS65M with 3 cable inlets for 1/2" NPT.

Ordering Details

with @ are fitted. Contact blocks L2225 5% Type Order code Unit
Il L I z3f b weight
L ol B :
Zb zbl 1z Zb o1 | 2o max. Packing
B11 D11 C11 L02 L20 BO02 @ m/s 1 piece
Bodies with contact block for rectilinear or angular motion heads
1 @ - LS60M00B11  1SBV 01 1300 R1211 0.198
1 @ - LS60M00D11  1SBV 01 1300 R1411 0.198
. 1 @ - LS60M00C11  1SBV 01 1300 R1511 0.198
g 1 @ - LS60MO0L02  1SBV 01 1300 R1302 0.198
2 1 5 - LS60M0O0L20  1SBV 01 1300 R1320 0.198
1 @ - LS60M00B02  1SBV 01 1300 R1202 0.198
LS60M00B11 1 e - LS63M00B11 ~ 1SBV 01 1500 R1211 0.198
1 @ - LS63M00D11 ~ 1SBV 01 1500 R1411 0.198
1 @ - LS63M00C11  1SBV 01 1500 R1511 0.198
1 @ - LS63M00L02  1SBV 01 1500 R1302 0.198
1 b - LS63M00L20  1SBV 01 1500 R1320 0.198
1 S - LS63M00B02  1SBV 01 1500 R1202 0.198
1 @ - LS65M00B11  1SBV 01 3300 R1211 0.198
1 ® - LS65M00D11  1SBV 01 3300 R1411 0.198
1 @ - LS65M00C11  1SBV 01 3300 R1511 0.198
1 @ - LS65M00L02  1SBV 01 3300 R1302 0.198
3 3 1 24 - LS65M00L20  1SBV 01 3300 R1320 0.198
; g 1 ©  —  LS65M00B02  1SBV 01 3300 R1202 0.198
Rectilinear motion heads
To be actuated from end
Stainless steel plain plunger ® 0.5 LSTE11 1SBV 04 9311 R1000 0.077
Stainless steel ball plunger @ 0.5 LSTE12 1SBV 04 9312 R1000 0.076
Stainless steel lateral plain plunger © 0.5 LSTE21 1SBV 04 9321 R1000 0.093
g Z To be actuated by 30° cam
& g Stainless steel roller plunger @ 0.5 LSTE13 1SBV 04 9313 R1000 0.084
LSTE23 Stainless steel lateral plunger ® 0.5 LSTE22 1SBV 04 9322 R1000 0.098
with vertical roller
Stainless steel lateral plunger ® 0.5 LSTE23 1SBV 04 9323 R1000 0.098
with horizontal roller
To be actuated unidirectionally by 30° cam
@ 22 mm polyamide roller lever ® 1.5 LSTE31 1SBV 04 9331 R1000 0.111
d . on stainless steel plunger
& g @ 22 mm stainless steel roller lever © 1.5 LSTE32 1SBV 04 9332 R1000 0.121
g g on stainless steel plunger
LSTES LSTE42 @22 mm stgel ball-bearing roller ® 1.5 LSTES33 1SBV 04 9333 R1000 0.122
lever on stainless steel plunger
Angular motion heads with actuator
To be actuated by 30° cam
. @ 22 mm polyamide roller lever (1) @ 1.5 LSTE41 1SBV 04 9341 R1000 0.134
@ 22 mm stainless steel roller lever (1) © 1.5 LSTE42 1SBV 04 9342 R1000 0.142
@ 22 mm steel ball-bearing roller lever (1) & 1.5 LSTE43 1SBV 04 9343 R1000 0.145
@ 45 mm rubber roller lever (1) 52 1.5 LSTE44 1SBV 04 9344 R1000 0.162
Adjustable g 22 mm 52 1.5 LSTE51 1SBV 04 9351 R1000 0.152
polyamide roller lever (1)
Adjustable g 22 mm stainless steel 1.5 LSTE52 1SBV 04 9352 R1000 0.161
roller lever (1)
@ 22 mm steel ball-bearing 52 1.5 LSTE53 1SBV 04 9353 R1000 0.163
3 S roller lever (1)
% g Adjustable @ 45 mm rubber roller lever (1) 1.5 LSTE54 1SBV 04 9354 R1000 0.168
LSTE54 LSTE5? (1) Free position adjustment of lever 9° by 9° over 360°.
>> Synoptic of Separate Elements .........cccecvveerrernnns page 36 >> Implementation page 25
38 ABB Control
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LS60M ... LS65M Limit Switches
Metal Casing IP66 - 60 mm Width
Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted

LS60M with 3 cable inlets for Pg 13.5 cable gland.
LS63M with 3 cable inlets M20 x 1.5 for ISO 20 cable gland.
LS65M with 3 cable inlets for 1/2" NPT.

Ordering Details

with @ are fitted. Contact blocks L25 §% Type Order code Unit
L L | )L L 3a 35 weight
Val Vol Vil Faf Vi) ol % 2 N
2o 2 2 2o e 2 max. Packing
B11 D11 Ci11 L02 L20 BO02 @ m/s 1 piece
To be actuated by fully directional translation movement
Stainless steel flexible lever 23 1 LSTE61 1SBV 04 9361 R1000 0.145
with insulated end (1)
Stainless steel coil spring lever (1) 24 1 LSTE62 1SBV 04 9362 R1000 0.152
Adjustable g 3 mm stainless ¢ 1 LSTE71 1SBV 04 9371 R1000 0.150
% steel rod lever, 195 mm length (1)
8 Levier réglable a tige polyamide >4 1 LSTE72 1SBV 04 9372 R1000 0.145
g 6 mm, 195 mm length (1)
Adjustable g 6 mm fibre-glass ¢ 1 LSTE73 1SBV 04 9373 R1000 0.149
rod lever (1)
Multidirectionnal angular motion head (to be actuated by fully directional translation movement)
Stainless steel spring rod 24 1 LSTE91 1SBV 04 9391 R1000 0.066
2 Stainless steel flexible rod 2 1 LSTE92 1SBV 04 9392 R1000 0.068
g with insulated end
LSTET1 Stainless steel coil spring rod % 1  LSTE93 1SBV 04 9393 R1000 0.075
Angular motion head without actuator, for non-adjustable roller levers (delivered with M5 nylstop nut)
. @ 1.5 LSTE40 1SBV 04 9340 R1000 0.102
§ Actuator for angular motion head LSTE40
@ 22 mm polyamide roller lever (1) ® - LSA40X41 1SBV 04 8841 R1000 0.032
LSTESS @ 22 mm stainless steel roller lever (1 @  —  LSA40X42 1SBV 04 8842 R1000 0.042
@ 22 mm steel ball-bearing ® - LSA40X43 1SBV 04 8843 R1000 0.044
roller lever (1)
@ 45 mm rubber roller lever (1) 5 — LSA40X44 1SBV 04 8844 R1000 0.050
g %’ Angular motion head without actuator, for fexible or adjustable levers
;ﬁ % (delivered with M5 nylstop nut and adaptation parts)
LSTE40 LSA40X42 24 1 t50 LSTES50 1SBV 04 9350 R1000 0.121
acc. to
lever
Actuators for angular motion head LSTE50
8 Adjustable g 22 mm polyamide 52 - LSA40X51 1SBV 04 8851 R1000 0.023
g roller lever (1)
’ Adjustable g 22 mm stainless steel ¥ - LSA40X52 1SBV 04 8852 R1000 0.032
LSTE50 roller lever (1)
Adjustable g 22 mm steel 52 - LSA40X53 1SBV 04 8853 R1000 0.034
ball-bearing roller lever (1)
Adjustable g 45 mm rubber 24 - LSA40X54 1SBV 04 8854 R1000 0.039
roller lever (1)
Stainless steel flexible lever 23 - LSA40X61 1SBV 04 8861 R1000 0.017
] with insulated end (1)
i Stainless steel coil spring lever (1) 24 - LSA40X62 1SBV 04 8862 R1000 0.023
| Adjustable g 3 mm stainless steel 2 - LSA40X71 1SBV 04 8871 R1000 0.014
[ rod lever, 195 mm length (1)
Adjustable g 6 mm polyamide 52 - LSA40X72 1SBV 04 8872 R1000 0.010
| rod lever , 195 mm length (1)
! Adjustable g 6 mm fibre-glass 24 - LSA40X73 1SBV 04 8873 R1000 0.014
| s ] rod lever, 195 mm length (1)
8 @ (1) Free position adjustment of lever 9° by 9° over 360°.
LSA40X53 LSA40X62
>> Synoptic of Separate Elements ........ccceecvvemrrereenns page 36 >> Impl itation page 25
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LS60M ... LS65M Limit Switches
Metal Casing IP66 - 60 mm Width
Separate Elements

@ "N.C." contact with positive opening
operation or element (subassembly,
head, lever) suitable for positive
opening operation.

Warning! The positive opening
operation of limit switch is only
guaranteed if the elements noted

LS60M with 3 cable inlets for Pg 13.5 cable gland.
LS63M with 3 cable inlets M20 x 1.5 for ISO 20 cable gland.
LS65M with 3 cable inlets for 1/2" NPT.

Ordering Details

with © are fitted. Contact blocks 225 5% Type Order code Unit
L L | )L L 3a 35 weight
FRA~ASARIAREE -
Zb 2 2 2 2 b max. Packing

B11 D11 C11 L02 L20 BO02 @ m/s 1 piece
Contact blocks (with adaptor)
1 N.C. +1 N.O. 2-pole ] - LSC40XB11 1SBV 04 9600 R1211 0.032
shap action

- 1 N.C. + 1 N.O. 2-pole ® — LSC40XD11 1SBV 04 9600 R1411 0.032

[ non-overlapping slow action

% 1 N.O. + 1 N.C. 2-pole @ - LSC40XC11 1SBV 04 9600 R1511 0.032

LSCAOXB11 overlapping slow action
2 N.C. 2-pole ] - LSC40XL02 1SBV 04 9600 R1302 0.032
simultaneous slow action
2 N.O. 2-pole 2 — LSC40XL20 1SBV 04 9600 R1320 0.032
simultaneous slow action
2 N.C. 2-pole @ - LSC40XB02 1SBV 04 9600 R1202 0.032
shap action
(1) Free position adjustment of lever 9° by 9° over 360°.
>> Synoptic of Separate Elements .........cccecvveerrernnns page 36 >> Implementation page 25
40 ABB Control
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LS60M ... LS65M Limit Switches
Metal Casing IP66 - 60 mm Width

Operation Diagrams (Body and Attached Head)

Contact blocks

Snap action Non-overlapping Overlapping Simultaneous Simultaneous Snap action
slow action slow action slow action slow action
B11 D11 Cc11 L02 L20 B02

13| 21 13| 21 13| 21 " 21 13| 23| 1 21
- ® ol 2 12 | e
14 22 14 22 14 22 12 22 14 24 12 22

Bodies with contact block

LS60M00B11 LS60MO00D11 LS60MO00C11 LS60MO00L02 LS60MO00L20 LS60M00B02
LS63M00B11 LS63MO00D11 LS63MO00C11 LS63MO00L02 LS63MO00L20 LS63M00B02
LS65M00B11 LS65M00D11 LS65M00C11 LS65MO00L02 LS65MO00L20 LS65M00B02

Rectilinear motion heads LSTE11, LSTE12. ©

00.8 1.9 45 6.5 mm 0 1529 6.5 mm 0 26 4.0 6.5 mm 0 13 27 6.5 mm 0 13 6.5 mm 00819 45 65 mm
21-22 21-22 21-22 11-12 13-14 11-12
M R - B NBE > Sl NSt~
M 2r 5 N =

009 2.1 49 7.1 mm 0 1.8 35 7.9 mm 0 32 49 7.9 mm 0 16 33 7.9 mm 0 16 7.9 mm 009 2.1 49 71 mm
(X - - M= === Bl == iEe—t——=
21-22 .. 11-12
e B 82 18 GpEE—T -

01535 84 121 mm 0 3568 152 mm 0 6193 152 mm 0 30 63 152 mm 0 30 152 mm 01535 84 121 mm
ks - B T R - R - B
21-22 X 11-12

(I e s B ES £ D e —

Rectilinear motion heads LSTE22, LSTE23. &

01638 90 130 mm 0 42 81 181 mm 0 7214 181 mm 036 75 181 mm 0 36 181 mm 01638 90 130 mm
R e i T B - Rl B>

E e e
R -

Rectilinear motion heads LSTE31, LSTE32, LSTE33. &

01946 109 158 mm 0 3058 13.0 mm 0 52 80 130 mm 0 26 54 13.0 mm 0 26 13.0 mm 019 46 109 158 mm
21-22 21-22 21-22 11-12 13-14 11-12

F | e e | el = e = BT J == B - B>
e 5.4 30 B e —

0 9° 21° 50° 87° 0 16° 31° 87° 0 28° 45° 87° 0 14° 29° 87° 0 14° 87° 0 9° 21° 50° 87°
Wi~ WA= M= === Bl == e~
21-22 P 11-12
e B s 16 GpEE—T -

Angular motion heads LSTE44, LSTE50, LSTE51, LSTE52, LSTE53, LSTE54, LSTE61, LSTE62, LSTE71, LSTE72, LSTH73. ¢

0 9° 21° 87° 0 16° 87° 0 28° 87° 0 14° 87° 0 14° 87° 0 9° 21° 87°
N e e— R = AR L= B == Bl -~ 3=
] o e — 30 16 NBE———— -
Multidirectional angular motion heads LSTE91, LSTE92, LSTE93. %
0 6° 14° 59° 0 12° 65° 0 21° 65° 0 11° 65° 0 11° 65° 0 6° 14° 59°
FE ] e —l MR- = HBET——J=» B BE——— >
B e = 28 2 HEE———— =
Note: Contacts position 21/22, ==3 Contact closed , 220 34 Positive opening position
1-; [
21/22| —— Contact open [ — Warning! The positive opening operation of limit switch is only guaranteed if the
(example) 2 X N
elements noted with & are fitted.
>> Description of Complete Device page 24 >> Synoptic of Separate Elements page 36
ABB Control 41
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LS60M ... LS66M Limit Switches
Metal Casing IP66 - 60 mm Width

Dimensions (in mm) - Complete Device

Bodies with contact blocks LS60MOQO..., LS63MO00... or LS65M00

16

LO116D1

Y
&
ah
L0117D1

Body and fitted rectilinear motion head LSTE...

16 16 36
‘ ‘ T
| :
0
3§ (] ] I 4 ]
e o fB3 = ]
\ [=] [=] \ o \ a \
LSTE11 LSTE12
.16 16
633 i 8 =t
473 63.3
g2 |, <473 | |
[T ] %L T = 0 0
| EE-N | e : 0 :
T /0 T & B QL B
8 58 ; 20, | 8
\ o \ [=} \ [=} \ o
LSTE22 LSTE23 LSTE31, LSTE32 LSTE33

Note: The reference LSTE... under each picture, corresponds to the head only. The pictures show the complete device.

>> Description of Complete Device page 24 >> Impl 1itation page 25
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LS60M ... LS65M Limit Switches
Metal Casing IP66 - 60 mm Width

Dimensions (in mm) - Complete Device

Body and fitted angular motion head LSTE...

66 53
61.5 61.5 585 ‘
56 56 9 J‘trr‘
7<L7 6 &7 7 Iy 45 1
W m a
8
2 b 2 b o 5 ’
ST B ST B SO B B
60 60 " 60 e
® B ? | B|:
7|8 7| & 7| g A E
V) &35 V) = ] ] +3

LSTE41, LSTE42 LSTE43

L 485 485,
i
a7 Q7
]
8 g 9 @
3 [ 3 [
[ i) N b
60 60 &0 50
\ a \ \ [=} \ o
D]: B
LSTE61 LSTE62
7 485 s 48.5
| 26
% 23 0 | = 60 |
= 60 || | H
=] = 0 2 "
Y2 - IR - IL|s
2 m 2
e L s
o o IS
[ B it [ Bl
&5 'Y el
J |8 \ 2 J | 8
1 5 g L 3
LSTE71 LSTE72, LSTE73
Body and fitted multidirectional angular motion head LSTE...
im t16 :ﬁ_
i
] w0 0
8 8 8
e T3 T3
a AN A A
IR : Bl
LSTE91 LSTE92 LSTE93
Note : The reference LSTE... under each picture, corresponds to the head only. The pictures show the complete device.
>> Description of Complete Device page 24 >> Impl 1itation page 25
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IPS... Foot Switches with Covers
Double Insulation - Protection Cover in ABS - IP65
Separate Elements and Accessories

@ "N.C." contact with positive opening

operation.

IPSXG

IPSXZ

IPSXBPO1

SB8519S3

IPSXCA11

SB8521S3

SB851352

IPSXCD11

SB8504S3

SB8520S3

46

Ordering Details

Contact blocks 225 §§ Type Order code Unit
2 §§ g8 weight
| %777? G@% C?- ) é" 3 kg
Za Zb max Packing
A1 D11 PO1 ®  mss 1 piece
Protection cover for foot switch
Grey cover - - IPSXG 1SBV 00 4640 R1000
Yellow cover - - IPSXY 1SBV 00 4641 R1000
Red cover - - IPSXR 1SBV 00 4642 R1000
Half red cover - - IPSXZ 1SBV 00 4643 R1000
Contact block for IPS... foot switches
"1 N.C./1 N.O." (Za) snap action
1 - - ® IPSXCA11 1SBV 00 4750 R1111
"IN.C. + 1 N.O." (Zb) slow action non-overlapping late make
- 1 - @ IPSXCD11 1SBV 00 4750 R1411
Enclosed emergency
Stop push-button
- - 1 @ IPSXBPO1 1SBV 00 4860 R1901
ABB Control
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IPS... Foot Switches with Covers
Double Insulation - Protection Cover in ABS - IP65
Separate Elements and Accessories

Ordering Details
Type Order code Unit
weight
kg
Packing
& ’ y 1 piece
Steel frame to mount 1 to 4 foot switches with support tube, and enclosed emergency stop
push-button
Steel frame for 1 foot switch IPSXP1B 1SBV 00 4520 R1901
Steel frame for 2 foot switches IPSXP2B 1SBV 00 4521 R1901
Steel frame for 3 foot switches IPSXP3B 1SBV 00 4522 R1901
Steel frame for 4 foot switches IPSXP4B 1SBV 00 4523 R1901
g
H Steel frame to mount 1 to 4 foot switches with support tube, and unenclosed emergency stop
@ push-button
Steel frame for 1 foot switch IPSXP1 1SBV 00 4524 R1000
Steel frame for 2 foot switches IPSXP2 1SBV 00 4525 R1000
Steel frame for 3 foot switches IPSXP3 1SBV 00 4526 R1000
IPSXP2B Steel frame for 4 foot switches IPSXP4 1SBV 00 4527 R1000
Steel frame to mount 2 foot switches
Steel frame for 2 foot switches with carring handle IPSXP5 1SBV 00 4528 R1000
Steel frame for 2 foot switches without carring handle ~ IPSXP6 1SBV 00 4529 R1000
3
IPSXP2
IPSXP5
ABB Control 47
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Notes
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Index

Classification by Order Code

| Order Code | | Type | | Page | | Order Code | | Type | | Page | | Order Code | | Type | | Page |
— 1SBV004520R... —— —{ 1SBV 01 0500 R... |— — 1SBV 012250 R... ——
1SBV 00 4520 R1901 IPSXP1B 46 1SBV 01 0500 R1211 LS40P00B11 1SBV 01 2250 R1411 LS33P50D11 13
1SBV 00 4521 R1901 IPSXP2B 46 1SBV 01 0500 R1302 LS40P00L02 19 1SBV 01 2250 R1511 LS33P50C11 13
1SBV 00 4522 R1901 IPSXP3B 46 1SBV 01 0500 R1320 LS40P00L20 19
1SBV 00 4523 R1901 IPSXP4B 46 1SBV 01 0500 R1411 LS40P00D11 19
1SBV 00 4524 R1000 IPSXP1 46 1SBV 01 0500 R1511 LS40P00C11 19 _| 1SBV 01 2400 R...
1SBV 00 4525 R1000 IPSXP2 46 1SBV 01 2400 R1202 LS45P00B02
1SBV 00 4526 R1000 IPSXP3 46 1SBV 01 2400 R1211 LS45P00B11 19
1SBV 00 4527 R1000 IPSXP4 46 _| 1SBV 01 0700 R... 1SBV 01 2400 R1302 LS45P00L02 19
1SBV 00 4528 R1000 IPSXP5 46 1SBV 01 0700 R1202 LS43P00B02 1SBV 01 2400 R1320 LS45P00L20 19
1SBV 00 4529 R1000 IPSXP6 46 1SBV 01 0700 R1211 LS43P00B11 19 1SBV 01 2400 R1411 LS45P00D11 19
1SBV 01 0700 R1302 LS43P00L02 19 1SBV 01 2400 R1511 LS45P00C11 19
1SBV 01 0700 R1320 LS43P00L20 19
— 1SBV 00 4640 R... I—
1SBV 01 0700 R1411 LS43P00D11 19 _| 1SBV 01 3100 R I—
1SBV 00 4640 R1000 IPSXG 1SBV 01 0700 R1511 LS43P00C11 19
1SBV 00 4641 R1000 IPSXY 46 1SBV 01 3100 R1202 LS45M00B02
1SBV 00 4642 R1000 IPSXR 46 1SBV 01 3100 R1211 LS45M00B11 29
1SBV 00 4643 R1000 IPSXZ 46 _| 1SBV 011 100 R... 1SBV 01 3100 R1302 LS45M00L02 29

— 1SBV 00 4750 R... ————

1SBV 00 4750 R1111  IPSXCA11 46
1SBV 00 4750 R1411  IPSXCD11 46

— 1SBV 004860 R... ————

1SBV 00 4860 R1000  IPSXBPO1 46

—{ 1SBV 01 0140 R... |—

1SBV 01 0140 R1202  LS31P40B02

1SBV 01 0140 R1211  LS31P40B11 12
1SBV 01 0140 R1302  LS31P40L02 12
1SBV 01 0140 R1320  LS31P40L20 12
1SBV 01 0140 R1411  LS31P40D11 12
1SBV 01 0140 R1511 LS31P40C11 12

— 1SBV 01 0150 R... |—

1SBV 01 0150 R1202  LS31P50B02

1SBV 01 0150 R1211  LS31P50B11 12
1SBV 01 0150 R1302  LS31P50L02 12
1SBV 01 0150 R1320  LS31P50L20 12
1SBV 01 0150 R1411  LS31P50D11 12
1SBV 01 0150 R1511 LS31P50C11 12

— 1SBV 01 0240 R... |—

1SBV 01 0240 R1202  LS30P40B02

1SBV 01 0240 R1211  LS30P40B11 12
1SBV 01 0240 R1302  LS30P40L02 12
1SBV 01 0240 R1320  LS30P40L20 12
1SBV 01 0240 R1411  LS30P40D11 12
1SBV 01 0240 R1511 LS30P40C11 12

— 1SBV 01 0250 R... |—

1SBV 01 0250 R1202  LS30P50B02

1SBV 01 0250 R1211  LS30P50B11 12
1SBV 01 0250 R1302  LS30P50L02 12
1SBV 01 0250 R1320  LS30P50L20 12
1SBV 01 0250 R1411  LS30P50D11 12
1SBV 01 0250 R1511 LS30P50C11 12

—{ 1SBV 01 0340 R... |—

1SBV 01 0340 R1202  LS32P40B02

1SBV 01 0340 R1211  LS32P40B11 12
1SBV 01 0340 R1302  LS32P40L02 12
1SBV 01 0340 R1320  LS32P40L20 12
1SBV 01 0340 R1411  LS32P40D11 12
1SBV 01 0340 R1511 LS32P40C11 12

—{ 1SBV 01 0350 R... |—

1SBV 01 0350 R1202  LS32P50B02

1SBV 01 0350 R1211  LS32P50B11 12
1SBV 01 0350 R1302  LS32P50L02 12
1SBV 01 0350 R1320  LS32P50L20 12
1SBV 01 0350 R1411  LS32P50D11 12
1SBV 01 0350 R1511 LS32P50C11 12

— 1SBV 01 0500 R... ————

1SBV 01 0500 R1202  LS40P00B02 19

1SBV 01 1100 R1202
1SBV 01 1100 R1211
1SBV 01 1100 R1302
1SBV 01 1100 R1320
1SBV 01 1100 R1411
1SBV 01 1100 R1511

— 1SBV 01 1300 R... |—

1SBV 01 1300 R1202  LS60M00B02

1SBV 01 1300 R1211  LS60MO00B11 38
1SBV 01 1300 R1302  LS60MO00L02 38
1SBV 01 1300 R1320  LS60MO00L20 38
1SBV 01 1300 R1411  LS60MO00D11 38
1SBV 01 1300 R1511 LS60M00C11 38

— 1SBV 01 1500 R... |—

1SBV 01 1500 R1202  LS63M00B02

1SBV 01 1500 R1211  LS63MO00B11 38
1SBV 01 1500 R1302  LS63MO00L02 38
1SBV 01 1500 R1320  LS63MO00L20 38
1SBV 01 1500 R1411  LS63M00D11 38
1SBV 01 1500 R1511 LS63M00C11 38

— 1SBV 01 1600 R... I—

1SBV 01 1600 R1202  LS43M00B02

1SBV 01 1600 R1211  LS43M00B11 29
1SBV 01 1600 R1302  LS43MO00L02 29
1SBV 01 1600 R1320  LS43MO00L20 29
1SBV 01 1600 R1411 LS43M00D11 29
1SBV 01 1600 R1511 LS43M00C11 29

—1SBV 01 2140 R... |—

LS40M00B02

LS40M00B11 29
LS40MO00L02 29
LS40M00L20 29
LS40M00D11 29
LS40M00C11 29

1SBV 01 2140 R1202  LS35P40B02

1SBV 01 2140 R1211 LS35P40B11 12
1SBV 01 2140 R1302  LS35P40L02 12
1SBV 01 2140 R1320  LS35P40L20 12
1SBV 01 2140 R1411 LS35P40D11 12
1SBV 01 2140 R1511 LS35P40C11 12

— 1SBV 01 2150 R... |—

1SBV 01 2150 R1202  LS35P50B02

1SBV 01 2150 R1211 LS35P50B11 13
1SBV 01 2150 R1302  LS35P50L02 13
1SBV 01 2150 R1320  LS35P50L20 13
1SBV 01 2150 R1411 LS35P50D11 13
1SBV 01 2150 R1511 LS35P50C11 13

— 1SBV 01 2240 R... I—

1SBV 01 2240 R1202  LS33P40B02

1SBV 01 2240 R1211 LS33P40B11 12
1SBV 01 2240 R1302  LS33P40L02 12
1SBV 01 2240 R1320  LS33P40L20 12
1SBV 01 2240 R1411 LS33P40D11 12
1SBV 01 2240 R1511 LS33P40C11 12

— 1SBV 012250 R... ——

1SBV 01 2250 R1202  LS33P50B02 13
1SBV 01 2250 R1211 LS33P50B11 13
1SBV 01 2250 R1302  LS33P50L02 13
1SBV 01 2250 R1320  LS33P50L20 13

1SBV 01 3100 R1320
1SBV 01 3100 R1411
1SBV 01 3100 R1511

— 1SBV 01 3300 R... I—

1SBV 01 3300 R1202  LS65M00B02

1SBV 01 3300 R1211  LS65M00B11 38
1SBV 01 3300 R1302  LS65MO00L02 38
1SBV 01 3300 R1320  LS65M00L20 38
1SBV 01 3300 R1411  LS65M00D11 38
1SBV 01 3300 R1511  LS65M00C11 38

I—

LS45M00L20 29
LS45M00D11 29
LS45M00C11 29

— 1SBV 04 7500...

1SBV 04 7500 R1305 LSR1305 13
1SBV 04 7500 T1305  LSR1305 13
1SBV 04 7500 W1305 LSR1305 13

— 1SBV 04 8600 R... I—

1SBV 04 8605 R1000  LSA30P05

1SBV 04 8606 R1000 LSA30P06 13
1SBV 04 8641 R1000  LSA30X41 13
1SBV 04 8642 R1000  LSA30X42 13
1SBV 04 8651 R1000  LSA30X51 13
1SBV 04 8652 R1000  LSA30X52 13
1SBV 04 8671 R1000  LSA30X71 13
1SBV 04 8672 R1000  LSA30X72 13
1SBV 04 8673 R1000  LSA30X73 13
1SBV 04 8674 R1000  LSA30X74 13

— 1SBVO04 8840 R... ——

1SBV 04 8841 R1000  LSA40X41 20
1SBV 04 8841 R1000  LSA40X41 30
1SBV 04 8841 R1000  LSA40X41 39
1SBV 04 8842 R1000  LSA40X42 20
1SBV 04 8842 R1000  LSA40X42 30
1SBV 04 8842 R1000  LSA40X42 39
1SBV 04 8843 R1000  LSA40X43 20
1SBV 04 8843 R1000  LSA40X43 30
1SBV 04 8843 R1000  LSA40X43 39
1SBV 04 8844 R1000  LSA40X44 20
1SBV 04 8844 R1000  LSA40X44 30
1SBV 04 8844 R1000  LSA40X44 39

—{ 1SBV 04 8850 R... |—

1SBV 04 8851 R1000  LSA40X51

1SBV 04 8851 R1000  LSA40X51 31
1SBV 04 8851 R1000  LSA40X51 39
1SBV 04 8852 R1000  LSA40X52 21
1SBV 04 8852 R1000  LSA40X52 31
1SBV 04 8852 R1000  LSA40X52 39
1SBV 04 8853 R1000  LSA40X53 21
1SBV 04 8853 R1000  LSA40X53 31
1SBV 04 8853 R1000  LSA40X53 39
1SBV 04 8854 R1000  LSA40X54 21
1SBV 04 8854 R1000  LSA40X54 31
1SBV 04 8854 R1000  LSA40X54 39

—{ 1SBV 048860 R... ————

1SBV 04 8861 R1000  LSA40X61 21
1SBV 04 8861 R1000  LSA40X61 31
1SBV 04 8861 R1000  LSA40X61 39
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| Order Code | | Type | | Page | | Order Code | | Type | | Page | | Order Code | | Type | | Page |

— 1SBV048860R.. —— —{ 1SBV 04 9330 R... |— 1SBV 04 9600 R... ——
1SBV 04 8862 R1000  LSA40X62 21 1SBV 04 9331 R1000  LSTE31 1SBV 04 9600 R1511  LSC40XC11 21
1SBV 04 8862 R1000  LSA40X62 31 1SBV 04 9331 R1000  LSTE31 38 1SBV 04 9600 R1511  LSC40XC11 31
1SBV 04 8862 R1000  LSA40X62 39 1SBV 04 9332 R1000  LSTE32 29 1SBV 04 9600 R1511  LSC40XC11 40

1SBV 04 9332 R1000  LSTE32 38
1SBV 04 9333 R1000  LSTE33 29

—{ 1SBV 04 8870 R... 1SBV 04 9333 R1000  LSTE33 38
1SBV 04 8871 R1000  LSA40X71
1SBV 04 8871 R1000  LSA40X71 31
1SBV 04 8871 R1000  LSA40X71 39 | 1SBV 04 9340 R...
1SBV 04 8872 R1000  LSA40X72 21 1SBV 04 9340 R1000  LSTE40
1SBV 04 8872 R1000  LSA40X72 31 1SBV 04 9340 R1000  LSTE40 39
1SBV 04 8872 R1000  LSA40X72 39 1SBV 04 9341 R1000  LSTE41 30
1SBV 04 8873 R1000  LSA40X73 21 1SBV 04 9341 R1000  LSTE41 38
1SBV 04 8873 R1000  LSA40X73 31 1SBV 04 9342 R1000  LSTE42 30
1SBV 04 8873 R1000  LSA40X73 39 1SBV 04 9342 R1000  LSTE42 38

1SBV 04 9343 R1000  LSTE43 30
1SBV 04 9343 R1000  LSTE43 38

=1 1SBV 04 9110R... ——— 1SBV 04 9344 R1000  LSTE44 30
1SBV 049111 R1000  LSTH11 19 1SBV 04 9344 R1000  LSTE44 38
1SBV 049112 R1000  LSTH12 19
1SBV 049113 R1000  LSTH13 19
1SBV 049114 R1000  LSTH14 19 —{ 1SBV 04 9350 R...
1SBV 049119 R1000  LSTH19 19 1SBV 04 9350 R1000  LSTE50

1SBV 04 9350 R1000  LSTE50 39
1SBV 04 9351 R1000  LSTE51 30

—{ 1SBV 04 9130 R... 1SBV 04 9351 R1000  LSTE51 38
1SBV 04 9131 R1000  LSTH31 1SBV 04 9352 R1000  LSTE52 30
1SBV 04 9132 R1000  LSTH32 19 1SBV 04 9352 R1000  LSTE52 38
1SBV 04 9133 R1000  LSTH33 19 1SBV 04 9353 R1000  LSTE53 30
1SBV 04 9135 R1000  LSTH35 19 1SBV 04 9353 R1000  LSTE53 38
1SBV 04 9136 R1000  LSTH36 19 1SBV 04 9354 R1000  LSTE54 30
1SBV 04 9137 R1000  LSTH37 19 1SBV 04 9354 R1000  LSTE54 38

—{ 1SBV 04 9140 R... |— — 1SBV 04 9360 R... ————
1SBV 04 9140 R1000  LSTH40 1SBV 04 9361 R1000  LSTE61 30
1SBV 04 9141 R1000  LSTH41 20 1SBV 04 9361 R1000  LSTES1 39
1SBV 04 9142 R1000  LSTH42 20 1SBV 04 9362 R1000  LSTE62 30
1SBV 04 9143 R1000  LSTH43 20 1SBV 04 9362 R1000  LSTE62 39
1SBV 04 9144 R1000  LSTH44 20

— 1SBV 04 9370 R... }

—{ 1SBV 04 9150 R... I— 1SBV 04 9371 R1000  LSTE71 30
1SBV 04 9150 R1000  LSTH50 1SBV 04 9371 R1000  LSTE71 39
1SBV 04 9151 R1000  LSTH51 20 1SBV 04 9372 R1000  LSTE72 30
1SBV 04 9152 R1000  LSTH52 20 1SBV 04 9372 R1000  LSTE72 39
1SBV 04 9153 R1000  LSTH53 20 1SBV 04 9373 R1000  LSTE73 30
1SBV 04 9154 R1000  LSTH54 20 1SBV 04 9373 R1000  LSTE73 39

—{ 1SBV04 9160 R... ———— —{ 1SBV 04 9390 R... I—
1SBV 04 9161 R1000  LSTH61 20 1SBV 04 9391 R1000  LSTEQ1
1SBV 04 9162 R1000  LSTH62 20 1SBV 04 9391 R1000  LSTE91 39

1SBV 04 9392 R1000  LSTE92 30
1SBV 04 9392 R1000  LSTE92 39

—{ 1SBV 04 9170 R... 1SBV 04 9393 R1000  LSTE93 30
1SBV 04 9171 R1000  LSTH71 20 1SBV 04 9393 R1000  LSTE93 39
1SBV 04 9172 R1000  LSTH72 20
1SBV 04 9173 R1000  LSTH73 20

—{ 1SBV 04 9500 R... I—
1SBV 04 9500 R1202  LSC30XB02

L 1SBV 04 9190 R... 1SBV 04 9500 R1211  LSC30XB11 13
1SBV 04 9191 R1000  LSTH91 20 1SBV 04 9500 R1302  LSC30XL02 13
1SBV 04 9192 R1000  LSTH92 20 1SBV 04 9500 R1320  LSC30XL20 13
1SBV 04 9193 R1000  LSTH93 20 1SBV 04 9500 R1411  LSC30XD11 13

1SBV 04 9500 R1511  LSC30XC11 13

— 1SBV 04 9310 R... |—
1SBV 049311 R1000  LSTE11 = _1SBV 04 9600 R... I—
1SBV 04 9311 R1000  LSTE11 38 1SBV 04 9600 R1202  LSC40XB02
1SBV 04 9312 R1000  LSTE12 29 1SBV 04 9600 R1202  LSCA40XB02 31
1SBV 04 9312 R1000  LSTE12 38 1SBV 04 9600 R1202  LSC40XB02 40
1SBV 04 9313 R1000  LSTE13 29 1SBV 04 9600 R1211  LSC40XB11 21
1SBV 04 9313 R1000  LSTE13 38 1SBV 04 9600 R1211 = LSC40XB11 31

1SBV 04 9600 R1211  LSC40XB11 40
1SBV 04 9600 R1302  LSC40XL02 21

—{ 1SBV 04 9320 R... 1SBV 04 9600 R1302  LSC40XL02 31
1SBV 04 9321 R1000  LSTE21 1SBV 04 9600 R1302  LSC40XL02 40
1SBV 04 9321 R1000  LSTE21 38 1SBV 04 9600 R1320  LSC40XL20 21
1SBV 04 9322 R1000  LSTE22 29 1SBV 04 9600 R1320  LSC40XL20 31
1SBV 04 9322 R1000  LSTE22 38 1SBV 04 9600 R1320  LSC40XL20 40
1SBV 04 9323 R1000  LSTE23 29 1SBV 04 9600 R1411  LSC40XD11 21
1SBV 04 9323 R1000  LSTE23 38 1SBV 04 9600 R1411  LSC40XD11 31

1SBV 04 9600 R1411  LSC40XD11 40
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| Type | | Order Code | | Page | | Type | | Order Code | | Page | Type | | Order Code | | Page |
IPSX... LS33P50... LS60MOO0...
IPSXBPO1 1SBV 00 4860 R1000 46 LS33P50B11 1SBV 01 2250 R1211 13 LS60M00L02 1SBV 01 1300 R1302 38
IPSXCA11 1SBV 00 4750 R1111 46 LS33P50C11 1SBV 01 2250 R1511 13 LS60MO00L20 1SBV 01 1300 R1320 38
IPSXCD11 1SBV 00 4750 R1411 46 LS33P50D11 1SBV 01 2250 R1411 13
IPSXG 1SBV 00 4640 R1000 46 LS33P50L02 1SBV 01 2250 R1302 13 LS63MO00
IPSXP1 1SBV 00 4524 R1000 46 LS33P50L20 1SBV 01 2250 R1320 13
IPSXP1B 1SBV 00 4520 R1901 46 LS63M00B02 1SBV 01 1500 R1202 38
IPSXP2 1SBV 00 4525 R1000 46 LS35P40 LS63M00B11 1SBV 01 1500 R1211 38
IPSXP2B 1SBV 00 4521 R1901 46 LS63M00C11 1SBV 01 1500 R1511 38
IPSXP3 1SBV 00 4526 R1000 46 LS35P40B02 1SBV 01 2140 R1202 12 LS63M00D11 1SBV 01 1500 R1411 38
IPSXP3B 1SBV 00 4522 R1901 46 LS35P40B11 1SBV 01 2140 R1211 12 LS63M00L02 1SBV 01 1500 R1302 38
IPSXP4 1SBV 00 4527 R1000 46 LS35P40C11 1SBV 01 2140 R1511 12 LS63M00L20 1SBV 01 1500 R1320 38
IPSXP4B 1SBV 00 4523 R1901 46 LS35P40D11 1SBV 01 2140 R1411 12
IPSXP5 1SBV 00 4528 R1000 46 LS35P40L02 1SBV 01 2140 R1302 12 LS65MO00
IPSXP6 1SBV 00 4529 R1000 46 LS35P40L20 1SBV 01 2140 R1320 12
IPSXR 1SBV 00 4642 R1000 46 LS65M00B02 1SBV 01 3300 R1202 38
IPSXY 1SBV 00 4641 R1000 46 LS35P50 LS65M00B11 1SBV 01 3300 R1211 38
IPSXZ 1SBV 00 4643 R1000 46 LS65M00C11 1SBV 01 3300 R1511 38
LS35P50B02 1SBV 01 2150 R1202 13 LS65M00D11 1SBV 01 3300 R1411 38
LS35P50B11 1SBV 01 2150 R1211 13 LS65M00L02 1SBV 01 3300 R1302 38
LS30P40... LS35P50C11 1SBV 01 2150 R1511 13 LS65M00L20 1SBV 01 3300 R1320 38
LS30P40B02 1SBV 01 0240 R1202 12 LS35P50D11 1SBV 01 2150 R1411 13
LS30P40B11 1SBV 01 0240 R1211 12 LS35P50L02 1SBV 01 2150 R1302 13 LSA30
LS30P40C11 1SBV 01 0240 R1511 12 LS35P50L20 1SBV 01 2150 R1320 13
LS30P40D11 1SBV 01 0240 R1411 12 LSA30P05 1SBV 04 8605 R1000 13
LS30P40L02 1SBV 01 0240 R1302 12 LS40MO00 LSA30P06 1SBV 04 8606 R1000 13
LS30P40L20 1SBV 01 0240 R1320 12 LSA30X41 1SBV 04 8641 R1000 13
LS40M00B02 1SBV 01 1100 R1202 29 LSA30X42 1SBV 04 8642 R1000 13
LS40M00B11 1SBV 01 1100 R1211 29 LSA30X51 1SBV 04 8651 R1000 13
LS30P50... LS40M00C11 1SBV 01 1100 R1511 29 LSA30X52 1SBV 04 8652 R1000 13
LS30P50B02 1SBV 01 0250 R1202 12 LS40M00D11 1SBV 01 1100 R1411 29 LSA30X71 1SBV 04 8671 R1000 13
LS30P50B11 1SBV 01 0250 R1211 12 LS40M00L02 1SBV 01 1100 R1302 29 LSA30X72 1SBV 04 8672 R1000 13
LS30P50C11 1SBV 01 0250 R1511 12 LS40MO00L20 1SBV 01 1100 R1320 29 LSA30X73 1SBV 04 8673 R1000 13
LS30P50D11 1SBV 01 0250 R1411 12 LSA30X74 1SBV 04 8674 R1000 13
LS30P50L02 1SBV 01 0250 R1302 12
LS30P50L20 1SBV 01 0250 R1320 12 LS40P00... LSA40
LS40P00B02 1SBV 01 0500 R1202 19
LS31P40 LS40P00B11 1SBV 01 0500 R1211 19 LSA40X41 1SBV 04 8841 R1000 20
_|: LS40P00C11 1SBV 01 0500 R1511 19 LSA40X41 1SBV 04 8841 R1000 30
LS31P40B02 1SBV 01 0140 R1202 12 LS40P00D11 1SBV 01 0500 R1411 19 LSA40X41 1SBV 04 8841 R1000 39
LS31P40B11 1SBV 01 0140 R1211 12 LS40P00L02 1SBV 01 0500 R1302 19 LSA40X42 1SBV 04 8842 R1000 20
LS31P40C11 1SBV 01 0140 R1511 12 LS40P00L20 1SBV 01 0500 R1320 19 LSA40X42 1SBV 04 8842 R1000 30
LS31P40D11 1SBV 01 0140 R1411 12 LSA40X42 1SBV 04 8842 R1000 39
LS31P40L02 1SBV 01 0140 R1302 12 LS43MO00 LSA40X43 1SBV 04 8843 R1000 20
LS31P40L20 1SBV 01 0140 R1320 12 LSA40X43 1SBV 04 8843 R1000 30
LS43M00B02 1SBV 01 1600 R1202 29 LSA40X43 1SBV 04 8843 R1000 39
LS31P50 LS43M00B11 1SBV 01 1600 R1211 29 LSA40X44 1SBV 04 8844 R1000 20
50... LS43M00C11 1SBV 01 1600 R1511 29 LSA40X44 1SBV 04 8844 R1000 30
LS31P50B02 1SBV 01 0150 R1202 12 LS43M00D11 1SBV 01 1600 R1411 29 LSA40X44 1SBV 04 8844 R1000 39
LS31P50B11 1SBV 01 0150 R1211 12 LS43M00L02 1SBV 01 1600 R1302 29 LSA40X51 1SBV 04 8851 R1000 21
LS31P50C11 1SBV 01 0150 R1511 12 LS43M00L20 1SBV 01 1600 R1320 29 LSA40X51 1SBV 04 8851 R1000 31
LS31P50D11 1SBV 01 0150 R1411 12 LSA40X51 1SBV 04 8851 R1000 39
LS31P50L02 1SBV 01 0150 R1302 12 LS43P00 LSA40X52 1SBV 04 8852 R1000 21
LS31P50L20 1SBV 01 0150 R1320 12 LSA40X52 1SBV 04 8852 R1000 31
LS43P00B02 1SBV 01 0700 R1202 19 LSA40X52 1SBV 04 8852 R1000 39
LS32P40 LS43P00B11 1SBV 01 0700 R1211 19 LSA40X53 1SBV 04 8853 R1000 21
LS43P00C11 1SBV 01 0700 R1511 19 LSA40X53 1SBV 04 8853 R1000 31
LS32P40B02 1SBV 01 0340 R1202 12 LS43P00D11 1SBV 01 0700 R1411 19 LSA40X53 1SBV 04 8853 R1000 39
LS32P40B11 1SBV 01 0340 R1211 12 LS43P00L02 1SBV 01 0700 R1302 19 LSA40X54 1SBV 04 8854 R1000 21
LS32P40C11 1SBV 01 0340 R1511 12 LS43P00L20 1SBV 01 0700 R1320 19 LSA40X54 1SBV 04 8854 R1000 31
LS32P40D11 1SBV 01 0340 R1411 12 LSA40X54 1SBV 04 8854 R1000 39
LS32P40L02 1SBV 01 0340 R1302 12 LS45M00 LSA40X61 1SBV 04 8861 R1000 21
LS32P40L20 1SBV 01 0340 R1320 12 LSA40X61 1SBV 04 8861 R1000 31
LS45M00B02 1SBV 01 3100 R1202 29 LSA40X61 1SBV 04 8861 R1000 39
LS32P50 LS45M00B11 1SBV 01 3100 R1211 29 LSA40X62 1SBV 04 8862 R1000 21
LS45M00C11 1SBV 01 3100 R1511 29 LSA40X62 1SBV 04 8862 R1000 31
LS32P50B02 1SBV 01 0350 R1202 12 LS45M00D11 1SBV 01 3100 R1411 29 LSA40X62 1SBV 04 8862 R1000 39
LS32P50B11 1SBV 01 0350 R1211 12 LS45M00L02 1SBV 01 3100 R1302 29 LSA40X71 1SBV 04 8871 R1000 21
LS32P50C11 1SBV 01 0350 R1511 12 LS45M00L20 1SBV 01 3100 R1320 29 LSA40X71 1SBV 04 8871 R1000 31
LS32P50D11 1SBV 01 0350 R1411 12 LSA40X71 1SBV 04 8871 R1000 39
LS32P50L02 1SBV 01 0350 R1302 12 LS45P00 LSA40X72 1SBV 04 8872 R1000 21
LS32P50L20 1SBV 01 0350 R1320 12 LSA40X72 1SBV 04 8872 R1000 31
LS45P00B02 1SBV 01 2400 R1202 19 LSA40X72 1SBV 04 8872 R1000 39
LS33P40 LS45P00B11 1SBV 01 2400 R1211 19 LSA40X73 1SBV 04 8873 R1000 21
LS45P00C11 1SBV 01 2400 R1511 19 LSA40X73 1SBV 04 8873 R1000 31
LS33P40B02 1SBV 01 2240 R1202 12 LS45P00D11 1SBV 01 2400 R1411 19 LSA40X73 1SBV 04 8873 R1000 39
LS33P40B11 1SBV 01 2240 R1211 12 LS45P00L02 1SBV 01 2400 R1302 19
LS33P40C11 1SBV 01 2240 R1511 12 LS45P00L20 1SBV 01 2400 R1320 19
LS33P40D11 1SBV 01 2240 R1411 12 LSC30...
LS33P40L02 1SBV 01 2240 R1302 12 LS60MO00 LSC30XB02 1SBV 04 9500 R1202 13
LS33P40L20 1SBV 01 2240 R1320 12 LSC30XB11 1SBV 04 9500 R1211 13
LS60M00B02 1SBV 01 1300 R1202 38 LSC30XC11 1SBV 04 9500 R1511 13
_| LS33P50 : LS60M00B11 1SBV 01 1300 R1211 38 LSC30XD11 1SBV 04 9500 R1411 13
LS60M00C11 1SBV 01 1300 R1511 38 LSC30XL02 1SBV 04 9500 R1302 13
LS33P50B02 1SBV 01 2250 R1202 13 LS60M00D11 1SBV 01 1300 R1411 38 LSC30XL20 1SBV 04 9500 R1320 13
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LSC40... LSTH...
LSC40XB02 1SBV 04 9600 R1202 21 LSTH11 1SBV 04 9111 R1000 19
LSC40XB02 1SBV 04 9600 R1202 31 LSTH12 1SBV 04 9112 R1000 19
LSC40XB02 1SBV 04 9600 R1202 40 LSTH13 1SBV 04 9113 R1000 19
LSC40XB11 1SBV 04 9600 R1211 21 LSTH14 1SBV 04 9114 R1000 19
LSC40XB11 1SBV 04 9600 R1211 31 LSTH19 1SBV 04 9119 R1000 19
LSC40XB11 1SBV 04 9600 R1211 40 LSTH31 1SBV 04 9131 R1000 19
LSC40XC11 1SBV 04 9600 R1511 21 LSTH32 1SBV 04 9132 R1000 19
LSC40XC11 1SBV 04 9600 R1511 31 LSTH33 1SBV 04 9133 R1000 19
LSC40XC11 1SBV 04 9600 R1511 40 LSTH35 1SBV 04 9135 R1000 19
LSC40XD11 1SBV 04 9600 R1411 21 LSTH36 1SBV 04 9136 R1000 19
LSC40XD11 1SBV 04 9600 R1411 31 LSTH37 1SBV 04 9137 R1000 19
LSC40XD11 1SBV 04 9600 R1411 40 LSTH40 1SBV 04 9140 R1000 20
LSC40XL02 1SBV 04 9600 R1302 21 LSTH41 1SBV 04 9141 R1000 20
LSC40XL02 1SBV 04 9600 R1302 31 LSTH42 1SBV 04 9142 R1000 20
LSC40XL02 1SBV 04 9600 R1302 40 LSTH43 1SBV 04 9143 R1000 20
LSC40XL20 1SBV 04 9600 R1320 21 LSTH44 1SBV 04 9144 R1000 20
LSC40XL20 1SBV 04 9600 R1320 31 LSTH50 1SBV 04 9150 R1000 20
LSC40XL20 1SBV 04 9600 R1320 40 LSTH51 1SBV 04 9151 R1000 20
LSTH52 1SBV 04 9152 R1000 20
LSTH53 1SBV 04 9153 R1000 20
LSR1305 LSTH54 1SBV 04 9154 R1000 20
LSR1305 1SBV 04 7500 R1305 13 LSTH61 1SBV 04 9161 R1000 20
LSR1305 1SBV 04 7500 T1305 13 LSTH62 1SBV 04 9162 R1000 20
LSR1305 1SBV 04 7500 W1305 13 LSTH71 1SBV 04 9171 R1000 20
LSTH72 1SBV 04 9172 R1000 20
LSTE LSTH73 1SBV 04 9173 R1000 20
LSTH91 1SBV 04 9191 R1000 20
LSTE11 1SBV 04 9311 R1000 29 LSTH92 1SBV 04 9192 R1000 20
LSTE11 1SBV 04 9311 R1000 38 LSTH93 1SBV 04 9193 R1000 20
LSTE12 1SBV 04 9312 R1000 29
LSTE12 1SBV 04 9312 R1000 38
LSTE13 1SBV 04 9313 R1000 29
LSTE13 1SBV 04 9313 R1000 38
LSTE21 1SBV 04 9321 R1000 29
LSTE21 1SBV 04 9321 R1000 38
LSTE22 1SBV 04 9322 R1000 29
LSTE22 1SBV 04 9322 R1000 38
LSTE23 1SBV 04 9323 R1000 29
LSTE23 1SBV 04 9323 R1000 38
LSTES31 1SBV 04 9331 R1000 29
LSTE31 1SBV 04 9331 R1000 38
LSTE32 1SBV 04 9332 R1000 29
LSTE32 1SBV 04 9332 R1000 38
LSTES33 1SBV 04 9333 R1000 29
LSTE33 1SBV 04 9333 R1000 38
LSTE40 1SBV 04 9340 R1000 30
LSTE40 1SBV 04 9340 R1000 39
LSTE41 1SBV 04 9341 R1000 30
LSTE41 1SBV 04 9341 R1000 38
LSTE42 1SBV 04 9342 R1000 30
LSTE42 1SBV 04 9342 R1000 38
LSTE43 1SBV 04 9343 R1000 30
LSTE43 1SBV 04 9343 R1000 38
LSTE44 1SBV 04 9344 R1000 30
LSTE44 1SBV 04 9344 R1000 38
LSTE50 1SBV 04 9350 R1000 31
LSTE50 1SBV 04 9350 R1000 39
LSTE51 1SBV 04 9351 R1000 30
LSTE51 1SBV 04 9351 R1000 38
LSTE52 1SBV 04 9352 R1000 30
LSTE52 1SBV 04 9352 R1000 38
LSTE53 1SBV 04 9353 R1000 30
LSTE53 1SBV 04 9353 R1000 38
LSTE54 1SBV 04 9354 R1000 30
LSTE54 1SBV 04 9354 R1000 38
LSTE61 1SBV 04 9361 R1000 30
LSTE61 1SBV 04 9361 R1000 39
LSTE62 1SBV 04 9362 R1000 30
LSTE62 1SBV 04 9362 R1000 39
LSTE71 1SBV 04 9371 R1000 30
LSTE71 1SBV 04 9371 R1000 39
LSTE72 1SBV 04 9372 R1000 30
LSTE72 1SBV 04 9372 R1000 39
LSTE73 1SBV 04 9373 R1000 30
LSTE73 1SBV 04 9373 R1000 39
LSTE91 1SBV 04 9314 R1000 30
LSTE91 1SBV 04 9391 R1000 39
LSTE92 1SBV 04 9314 R1000 30
LSTE92 1SBV 04 9392 R1000 39
LSTE93 1SBV 04 9314 R1000 30
LSTE93 1SBV 04 9393 R1000 39
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As part of its on-going product improvement, ABB re-
serves the right to modify the characteristics or the prod-
ucts described in this document. The information given is
not-contractual. For further details please contact the ABB
company marketing these products in your country.
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