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SMISSLINE TP
New terminal range IEC

el ey, e, bR

2CCC451783F0002

2CCC451786F0002 2CCC451784F0002

w * 2CCC451793F0003

2CCC451785F0002
2CCC451794F0001

2CCC451827F1001

2CCC451792F0001

2CCC451795F0001

2CCC451057F0002

2CCC451058F0002

N terminals and PE terminals

Corresponding N terminals (blue) or PE terminals (yellow-green) are available for the power
supply and the outgoing conductors of the external N and PE busbars for cross sections. The
terminals are fitted with label holders which can be used wiht the marking adapter or the self-

adhesive marking label (Phoenix Contact type Clipline UC-TM):

Connection for the terminals

Z1.5918, 919 0,75 mm? up to 10 mm? litz wire with ferrule

1mm? up to 10 mm? strand

2x1,5mm? or 2x2,5mm? allowed,

all other combinations it is only allowed with one wire
ZLL.S913, 929 16 mm? up to 35 mm? wire with ferrule, max. 1 wire
Z1.8954, 955 50 mm? up to 95 mm? wire with ferrule, max. 1 wire

N terminal for additional socket light blue, for external busbars

i Type “ ABB IT number : EAN number Pack- :Module :Weight
name : 61 227 agi_ng in
: % unit grams
N 10 mm? £7L5918 : 2CCA183440R0001 148 7027 R
N35mmz 215913 {2CCA183470R0001  : 142 1304 L 30
NO5SmmZ 1715954 20CV672508R0001 142 4404 1100
N 95 mm? two holes [7US954-1 2CCF183335R0001 . 145 2797 88
PE terminal for additional socket yellow-green, for external bushars
PE 10 mm? £715919 :2CCA183441R0001 148 7041 R
S : 1486921 30
| 20CA672510R0001  : 148 7164 T 2 1100
Red/orange terminals for additional socket
Type ABB IT number EAN number Pack- Module : Weight
name 761 227 zg:‘t‘g in
grams
10 mm? ©718918/  :2CCA183443R0001 148 7089 10 05 11
" o
P . S e s P L
Orange
10 mm? " 75918/ 2CCA183445R0001 1487126 - 10 o5 no
Black
B . e T e R
Red
35mm? ” [7LS916/ | 2CCA183466RO00T 1421366
Orange : :

Insulator block

The dark grey insulator block isolates the interrupted bus bar ends from one another and

simultaneously marks the disconnection point externally.

Insulator block for additional socket

Type ABB IT number EAN number Pack- Module : Weight
name 761 227 ag!ng in
unit
grams

dark gray, to isolate 1218927 i 2CCA183442R0001 1487065
the N bus bar ] : 3
on the additional socket
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SMISSLINE TP
New terminal range UL

N terminals and PE terminals
Corresponding N terminals (lightgrey) or PE terminals (green) are available for the power supply
and the outgoing conductors of the external N and PE busbars for cross sections.

Connection for the terminals
ZLS918UL, ZLS919UL 0,75 mm? up to 10 mm? litz wire with ferrule

1mm? up to 10 mm? strand

2x1,5mm? or 2x2,5mm? allowed,

all other combinatins it is only allowed with one wire
ZLS913UL, ZLS929UL 16 mm? up to 35 mm? wire with ferrule, max. 1 wire
ZL.S954UL, 959UL 50mm? up to 95 mm? wire with ferrule, max. 1 wire

N terminal for additional socket light blue, for external busbars

% ) % Type { ABB IT number { EAN number {Pack- {Module Weight
- K ‘aging .
g jg g name 761 227  unit in
8 Y : B ; : i grams
. C o N1omm? [ZUS918UL | 2CCR183446R0001 148 7225 1
N3smm? LS ‘ ¢ 1486945 130
N 95 mm? 1487188 ‘88
PE terminal for additional socket yellow-green, for external busbars
g g S PE1Omm? ©71S919UL  2CCA183447R0001 148 7140 10 05 ‘1
2 2 S PE3sWM 148 6969 0 30
g & & PEOSTM [ZUS950UL 2CCA672512R0001 . 148 7201 o 2 88

Insulator block

The dark grey insulator block isolates the interrupted bus bar ends from one another and
simultaneously marks the disconnection point externally.

Insulator block for additional socket

2CCC451827F1001

i Type : ABB IT number : EAN number : Pack- ‘Module : Weight

‘name | 1761227 oo Hin

_grams
dark gray, to isolate £718927  i2CCA183442R0001  : 1487065 10 {05 9

the N bus bar
on the additional socket
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Dimensions

Technical data and Approvals

 IEC L
Maximu rated voltage £690VAC, 1000VDC “600VAC
"""""" IP20B
"""""" 50/60 Hz
—25°C... +60°C £-25°C...+60°C
Approvals “EN/IEC 61439-6 “UL508
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Contact us

ABB Switzerland Ltd.

Low Voltage Products
Fulachstrasse 150

CH-8201 Schaffhausen
Telefon +41 (0) 58 586 41 11
Telefax +41 (0) 58 586 42 22

www.abb.ch

We reserve the right to make technical changes or
modify the contents of this document without prior
notice. With regard to purchase orders, the agreed
particulars shall prevail. ABB does not accept any
responsibility whatsoever for potential errors or
possible lack of information in this document.

We reserve all rights in this document and in the

subject matter and illustrations contained therein.

Any reproduction, disclosure to third parties or
utilization of its contents — in whole or in parts —

is forbidden without prior written consent of ABB.
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