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AL HR HD
FRpmw

PrimEvo
—-mergency hlghting

For optimised productivity and reliability
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PRIMEVO XT100E - PRODUCTIVITY & RELIABILITY

PrimEvo XT100E
Productivity & reliability

X

PrimEvo XT100E

« Global availability
Available at your local wholesaler

- Easy toinstall
Plug and play, maintained and non-maintained

in one

« Unique 3 year warranty

Affordable range

Full LED range with best price/performance ratio

Luminaire
Power Operation Environment
consumption duration temperature Weight Configurable
Order Code Input voltage Description Lamp type (VA/W) (hrs) (°c) (kg) pictograms included
7TCA091160R0499 220 - 240 Vac, 50 Hz XT100E 2 x0.5W LED* 5/2 3 0- +40 o6 KI) KEI G KK
*=1W LED
Spacing table
Mounting height (m) gHD DHD D —J :IQE
2.00 2.97 7.80 8.14 8.61 3.33
2.50 3.09 8.38 8.72 9.18 3.32
3.00 3.22 8.78 8.96 9.42 3.33
3.50 3.15 9.03 9.16 9.47 3.15
4.00 3.01 9.16 9.25 9.50 3.01
Accessories
Order Code Description
642 202 Recess Kit 100% - Wall/Ceiling®
642 102 Recess Kit 50% - Wall/Ceiling
663 325 Pictogram holder with 3 legends
663 330 Pack of 3 legends for signaling (Left, right and down arrow)
642015 Protective grid cover®
240 mm
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PRIMEVO XT200E - PRODUCTIVITY & RELIABILITY 5

PrimEvo XT200E
Productivity & reliability

i PrimEvo XT200E
T . Global availability
Available at your local wholesaler
- Easy toinstall
Plug and play, maintained and non-maintained
inone
« Unique 3 year warranty
- Affordable range
Full LED range with best price/performance ratio
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Luminaire
Power Operation Environment
consumption duration temperature Weight Configurable
Order Code Input voltage Description Lamp type (VA/W) (hrs) (°C) (kg) pictograms included
7TCA091720R0090 220 - 240 Vac, 50 XT200E 14 x 0.125W LED* 5.2/2.4 3 -5-+45 095 KE) KE3 ™ KK
*=1.75W LED
45mm

e 265mm —————=—
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PRIMEVO RS1I00E & SM100E - PRODUCTIVITY & RELIABILITY 7

PrimEvo RS100E & SM100E
Productivity & reliability

PrimEvo RS100E & SM100E
« Global availability
Available at your local wholesaler
- Easy toinstall
. Plug and play, maintained and non-maintained
» g inone
« Unique 3 year warranty
RS100E SM100E - Affordable range
Full LED range with best price/performance ratio
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Luminaire
Power Operation Environment
consumption** duration temperature Weight
Order Code Input voltage Description Lamp type (VA/W) (hrs) (°C) (kg)
7TCA091720R0091 220-240Vac, 50 Hz RS100E 2x 1.5W LED* 10/4.8 3 0-+25 0.425
7TCA091720R0092 220-240Vac, 50 Hz SM100E 2 x 1.5W LED* 9/4.5 3 0-+25 0.425
*=3W LED
** maintained mode
Spacing table
&)
Mounting height (m) gHD DHD - - - E
|_| 2.00 1.34 3.41 6.14 9.41 4.10
T/ AR 2.50 1.40 3.69 6.87 10.66 4.44
/1
/ | \ 3.00 1.50 3.81 7.44 11.53 4.69
/ | \
&m / 1 \ 3.50 1.55 3.91 7.85 12.28 4.90
/ | \
/ | \ 4.00 1.53 4.10 8.15 12.86 5.17
/ | \

|
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PrimEvo SM100E

PrimEvo RS100E 55 mm
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PRIMEVO TWINSPOT - PRODUCTIVITY & RELIABILITY

PrimEvo Twinspot
Productivity & reliability
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PrimEvo Twinspot
« Global availability
Available at your local wholesaler
- Easy toinstall
Plug and play, maintained and non-maintained
inone
« Unique 3 year warranty
- Affordable range
Full LED range with best price/performance ratio

Luminaire
Lamp Power Operation Environment

output consumption duration temperature Weight
Order Code Input voltage Description Lamp type (Im) (VA/W) (hrs) (°c) (kg)
TW220E 220-240Vac,50Hz PrimeEvo Twinspot 2W LED 220 15.5/6.5 3 0-+40 0.5
Spacing table
Mounting height (m) gHD DHD D —J :IQE
2.50 5.39 11.75 6.85 2.03 0.86
3.00 6.47 14.11 8.22 2.44 1.04
3.50 7.15 16.04 9.26 2.66 1.18
4.00 7.57 17.69 9.89 2.87 1.28
4.50 7.94 19.15 10.44 3.14 1.36
5.00 7.93 20.15 10.87 3.39 1.42
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