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AU 8 0 + A S 2 7 AU 8 0. 2 AU 8 1 + A S 2 7 AU 8 1 . 2

—
Installation of vertical combinations
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Installation of horizontal combinations

Wall structure:
Type A gypsum board. Steel or wooden 
frame c/c 600 mm. Min. 70 mm rock wool 
30 kg/m³. When boxes are installed to 
the opposite side of the wall c/c min 
200 mm

Box type

AU80 AU80.2 AU81 AU81.2

Installation height (H) Single box
Combination

vertical 2-3 boxes
Combination

horizontal 2-3 boxes
Single box Single box Single box

200 mm from the floor

1100 mm from the floor

100 mm from the ceiling

= Approved
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Min 200 mm

Rock wool 30 kg/m³Steel or wooden frame

600 mm

1 layer of 13 mm plasterboard1 layers of min. 12,5 mm gypsum board

Ro ck wo ol ha s to b e inst a l l e d b e hind b oxes w he n met a l  br acket s are use and ins ide of the b ox supp or t s A S 2 7 and A S 2 7. 1 2

A PPR OV ED I NS TA L L ATI O NS:

*)  I ns t a l l at i o n i n t h e o p p os i te s i d e of t h e w a l l

INSTALL  ATION I  NSTRUC  TION 0  2/24

PEM1  1  2  5/0  4  07  17_  B

—
Installation instruction in EI30 fire-rated walls for 
AU80, AU80.2, AU81 and AU81.2 mounting boxes

ABB AU80, AU80.2, AU81 and AU81.2 mounting boxes are tested (Test report No. 

VTT-S-04801-16) for installation in EI30 fire-rated walls according to this installation 

instruction.
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—
Installation of vertical combinations
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Installation of horizontal combinations

Wall structure:
Type A gypsum board. Steel or wooden 
frame c/c 600 mm. Min. 70 mm rock wool 
30 kg/m³. When boxes are installed to 
the opposite side of the wall c/c min 
200 mm

Box type

AU80 AU80.2 AU81 AU81.2

Installation height (H) Single box
Combination

vertical 2-3 boxes
Combination

horizontal 2-3 boxes
Single box Single box Single box

200 mm from the floor

1100 mm from the floor

100 mm from the ceiling

= Approved

AU 8 0 + A S 2 7 + A S 2 7. 1 2 AU 8 0. 2 AU 8 1 + A S 2 7 + A S 2 7. 1 2 AU 8 1 . 2

Ro ck wo ol ha s to b e inst a l l e d b e hind b oxes w he n met a l  br acket s are use and ins ide of the b ox supp or t s A S 2 7 and A S 2 7. 1 2

A PPR OV ED I NS TA L L ATI O NS:

*)  I ns t a l l at i o n i n t h e o p p os i te s i d e of t h e w a l l
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Min 200 mm

Rock wool 30 kg/m³Steel or wooden frame

600 mm

2 layers of 13 mm plasterboard2 layers of min. 12,5 mm gypsum board

Min 200 mm
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I NS TA L L  ATI O N I  NS TR U C  TI O N 0  2/17

PEM1  1  2  5/0  4  07  17_  A

—
Installation instruction in EI60 fire-rated walls for 
AU80, AU80.2, AU81 and AU81.2 mounting boxes

ABB AU80, AU80.2, AU81 and AU81.2 mounting boxes are tested (Test report No.

VTT-S-05506-16) for installation in EI60 fire-rated walls according to this installation 

instruction.
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