
Spare Parts List SPL/FAM3200-EN Rev. C 

FAM3200 
Metal Cone Variable Area Flowmeter 
  

 

 

Series 10A3220 / 25 / 50 / 55 
 
Measurement made easy 
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1 Safety instructions for repair work 

ABB flowmeters are designed to be easy to repair thanks to 
uniform replacement parts and simple replacement of 
predefined parts. 
 
However, if repair work is not carried out in accordance with 
the guidelines, this may result in malfunctioning of the device, 
causing serious injury to persons, and harm to the 
environment. This is especially true for safety-critical devices 
and those certified for use in explosion hazard environments. 
 
Certifications will also lapse if the repairs were not carried out 
with the proper tool or by persons without adequate training. 
We therefore recommend all repair work on flowmeters be 
carried out by ABB service technicians. 
 
As the manufacturer of the device, ABB cannot guarantee the 
necessary quality of the repair procedures if the work and/or 
parts exchange was not carried out by ABB. 
 
The plant operator is responsible for all repairs carried out by 
the customer, plant operator, or third party. In this case, ABB 
will reject all responsibility for any improper device 
functionality, in particular all safety-related functions. 
 

 

ABB does not assume any liability for the deterioration or loss 
of device performance, malfunctions, or damage arising from 
the above repair work or replacement. All liability for defects 
shall lapse when the replacement or repair work is not carried 
out by ABB. 
 
If you are unsure about the repair process even if some or all 
replacement parts are available, please get in touch with ABB 
Service before beginning work. 
 
Respect national and internal laws when carrying out repairs. 
In particular laws relating to certified flowmeters used in 
explosion hazard environments. Repair work which is carried 
out without following the legal requirements can result in the 
revocation of your operating permit. 
 
For more information, go to 
http://new.abb.com/service/repairs or contact your local ABB 
Customer Service Center. 
 

Change from two to one column 

 
 
 

2 Name plate specifications for spare parts orders 

The flowmeter version can be identified by referring to the name plate that is attached to the housing. 
When placing spare parts orders, always remember to state the order number as shown on the name plate. 

 

 
Fig. 1: Name Plate 
1  Order number 

 
  

G11553

1
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3 Overview 

 
Fig. 2: Overview 
1  Display with / without alarm  |  V-cone flowmeter 10A1197  |  2  Metering tube installed horizontally  |  3  Display with tilt angle of converter 

 
NOTICE 

All prices on inquiry! 
 

 
  



FAM3200 | SPL/FAM3200-EN Rev. C  5 

 

3.1 Display with / without alarm 
 

 
Fig. 3 

 
Position Name of part Variant Order number Weight kg (lb) Price (€) 

4 Cover standard (polycarbonate) - D379D057U01 -  

Cover stainless steel - D613A017U01 -  

5 Gasket - D333E004U01 -  

6 Scale - - -  

11 Pointer - D410C005U01 -  

12 Slot initiator with bracket for min. 

alarm 

- D699A020U01 -  

Slot initiator with bracket for max. 

alarm 

- D699A020U02 -  

18 Signal cable - D677A115U03 -  

19 Stop angle - D107E001U02 -  

 
NOTICE 

Scale D621J001U01-U04 (item 6) upon request only with serial number. 
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3.2 Display with tilt angle of converter 
 

 
Fig. 4 

 
Position Name of part Variant Order number Weight kg (lb) Price (€) 

4 Cover complete Std. / Ex D613A017U02 -  

5 Gasket - D333E004U01 -  

6 Scale Al - -  

 
NOTICE 

Scale D621J001U01-U04 (item 6) upon request only with serial number. 
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3.3 Metering tube, complete, connected horizontally 10A3220 
 

 
Fig. 5 

 
Position Name of part Variant Order number Weight kg (lb) Price (€) 

4 Meter tube holder, inlet PVDF - D376C060U01 -  

5 Meter tube holder, outlet PVDF 1+1.6 l/h D376C111U01 -  

Meter tube holder, outlet PVDF 2.5 l/h D376C111U02 -  

Meter tube holder, outlet PVDF 4.0 l/h D376C111U03 -  

Meter tube holder, outlet PVDF 6.0 l/h D376C111U04 -  

Meter tube holder, outlet PVDF 10.0 l/h D376C111U05 -  

Meter tube holder, outlet PVDF 16.0 l/h D376C111U06 -  

Meter tube holder, outlet PVDF 25.0 l/h D376C111U07 -  

Meter tube holder, outlet PVDF 40.0 l/h D376C111U08 -  

Meter tube holder, outlet PVDF 60.0 l/h D376C111U09 -  

Meter tube holder, outlet PVDF 100.0 l/h D376C111U10 -  
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Position Name of part Variant Order number Weight kg (lb) Price (€) 

6 Metering tube 1.0 l/h D300J001U10 -  

Metering tube 1.6 l/h D300J001U11 -  

Metering tube 2.5 l/h D300J001U08 -  

Metering tube 4.0 l/h D300J001U09 -  

Metering tube 6.0 l/h D300J001U01 -  

Metering tube 10.0 l/h D300J001U02 -  

Metering tube 16.0 l/h D300J001U03 -  

Metering tube 25.0 l/h D300J001U04 -  

Metering tube 40.0 l/h D300J001U05 -  

Metering tube 60.0 l/h D300J001U06 -  

Metering tube 100.0 l/h D300J001U07 -  

7 Float 25 ... 100 l/h D603A134U02 -  

Float 2.5 ... 40 l/h D603A134U01 -  

13 Pressure piece - D376C057U01 -  

14 Pressure plate - D306D003U01 -  

15 O-ring 12.42 x 1.78 NBR 101A902 -  

O-ring 12.42 x 1.78 Viton 101V902 -  

16 Threaded rod M5 x 6 Stainless steel D017H106AU20 -  

17 Retaining ring - D106B001U05 -  

Set includes: Items 10/18/19 Std. 1.2 mm L668A050U02 -  

Set includes: Items 10/18 Std. 3.3 mm D668B005U03 -  

 
NOTICE 

Items 5, 6 and 7 upon request only with serial number. 
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3.4 Metering tube, complete, vertical design (1 … 100 l/h water) 
 

 
Fig. 6 

 
Position Name of part Variant Order number Weight kg (lb) Price (€) 

2 Fitting 1/4” NPT - D301A123U02 -  

4 Meter tube holder, inlet PVDF - D376C060U01 -  

5 Meter tube holder, outlet PVDF  1+1.6 l/h D376C111U01 -  

Meter tube holder, outlet PVDF 2.5 l/h D376C111U02 -  

Meter tube holder, outlet PVDF 4.0 l/h D376C111U03 -  

Meter tube holder, outlet PVDF 6.0 l/h D376C111U04 -  

Meter tube holder, outlet PVDF 10.0 l/h D376C111U05 -  

Meter tube holder, outlet PVDF 16.0 l/h D376C111U06 -  

Meter tube holder, outlet PVDF 25.0 l/h D376C111U07 -  

Meter tube holder, outlet PVDF 40.0 l/h D376C111U08 -  

Meter tube holder, outlet PVDF 60.0 l/h D376C111U09 -  

Meter tube holder, outlet PVDF 100.0 l/h D376C111U10 -  
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Position Name of part Variant Order number Weight kg (lb) Price (€) 

6 Metering tube 1.0 l/h D300J001U10 -  

Metering tube 1.6 l/h D300J001U11 -  

Metering tube 2.5 l/h D300J001U08 -  

Metering tube 4.0 l/h D300J001U09 -  

Metering tube 6.0 l/h D300J001U01 -  

Metering tube 10.0 l/h D300J001U02 -  

Metering tube 16.0 l/h D300J001U03 -  

Metering tube 25.0 l/h D300J001U04 -  

Metering tube 40.0 l/h D300J001U05 -  

Metering tube 60.0 l/h D300J001U06 -  

Metering tube 100.0 l/h D300J001U07 -  

7 Float 25 ... 100 l/h D603A134U02 -  

Float 2.5 … 40 l/h D603A134U01 -  

15 O-ring NBR 101A902 -  

O-ring Viton 101V902 -  

 
NOTICE 

Items 4 and 5 upon request only with serial number. 
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3.5 Metering tube, compl., connected vertically 
 

 
Fig. 7 

 
Position Name of part Variant Order number Weight kg (lb) Price (€) 

2 Fitting 3/8” NPT 1.4571 D301A124U02 -  

Fitting 1/2” NPT 1.4571 D301A138U02 -  

Fitting 1” NPT 1.4571 D301A196U05 -  

Fitting 3/8” NPT Guided rod D301A126U02 -  

Fitting 1/2” NPT Guided rod D301A139U02 -  

Fitting 1” NPT Guided rod D301A200U05 -  

3 Orifice  100 … 300 l/h D356A030U01 -  

Orifice 400 … 800 l/h D356A033U01 -  

Orifice 800 … 3000 l/h D356A042U01 -  

4 Retaining ring 1/2“ + 3/8“ - D376H005U01 -  

Retaining ring 1“ 800 … 3000 l/h D376H007U01 -  

5 Float - - -  

8 O-ring 12.42 X 1.78 Buna 100 … 800 l/h 101A902 -  

O-ring 12.42 X 1.78 Viton 100 … 800 l/h 101V902 -  

O-ring 37.77 X 2.62 Viton 800 … 3000 l/h 101V928 -  

 
NOTICE 

Float (item 5) and orifice (item 3) upon request only with serial number. 
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To find your local ABB branch, go to: 
www.abb.com/contacts 
 
Additional product information is 
available at: 
www.abb.com 
 
ABB Automation GmbH 
Service Instrumentation 
Dransfelder Str. 2 
37079 Göttingen 
Germany 
 

   Note 
We reserve the right to make technical changes 
and changes affecting content to this document at 
any time without prior notice. 
Orders are subject to the agreed detailed terms 
and conditions. ABB cannot be held responsible 
for any errors or omissions in this document. 
 
We reserve all rights to this document and its 
content, including images. This document must not 
be copied, shared with third parties, or its content 
(in whole or in part) used without the prior written 
permission of ABB. 
 
Copyright© 2016 ABB 
All rights reserved 
 

3KXF100002R4701 
 

 

 

Notizen 
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